Insulated Rib-Loc® Solder Terminal Components’

CUSTOMER DRAWINGS AVAILABLE UPON REQUEST
SPECIFICATIONS

Contact: Formed brass per QQ-B-626D
Finish: Bright tin 750 19,05
Body: Nylon 6/6 per ASTM D4066 469 (19D
Panel Thickness: Up to .250 (6.35)
RATINGS

Current: 15 amps

Breakdown Voltage: 7000 Vrms minimum O
Contact Resistance: 0.010 ohms maximum
Contact-To-Panel C: 2.4 pF nominal
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FEATURES:
* Requires no mounting hardware R .01 10,41 R .06 (0.4
» Accepts up to 16 gauge wire
MOUNTING HOLE GPTIONS

* Nylon UL approved for self extinguishing
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