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MOUNTING OPERATION MODE: M Tightening torque M=5 Nm W Locking bolt M4 W R.T.A. Quality Control
R.T.A. s.r.l. R.T.A. Deutschland GmbH R.T.A. IBERICA-Motion Control Systems S.L.
Via E. Mattei - Fraz. Divisa Bublitzer StralRe 34 C/Generalitat 22, 1° 3°
27020 MARCIGNAGO (PV) ITALY 40599 DUSSELDORF (Germany) 08850 GAVA - BARCELONA (Spain)
Tel. +39.0382.929.855 - Fax +39.0382.929.150 Tel. +49.211.749.668.60 - Fax +49.211.749.668.66 Tel. +34.936.388.805 - Fax +34.936.334.595

www.rta.it www.rta-deutschland.de www.rta-iberica.es




