V\Dj© SELECT™

www.mcmelectronics.com Model #55-1870
ITEMS: SPECIFICATIONS: VOICE COIL PARAMETERS:
Dimensions 130.5mm ( 5 inchs) Voice coil diameter  25.4 (mm)
Impedance 8 ohms Voice coil length 8.0 (mm)
Tnput RATED - W, MAX 100 W Voice coil layers 2
Free air resonance 55 + 11 Hz Voice coil inductance 0.59 (mH)
Sensitivity 87 + 2 dBMNM, 2.83V

MAGNET :
Frequency range FO ~ 17K Hz .

Diameter of magnet 100 (mm)
Sine wave test g Vv .

Height of magnet 15  (mm)
Weight J60  grams )
_ _ ) Veight of magnet 442 . (g)
Life test 30 W 96 H EIA white noise )

i Height of the gap 4 (um)

Humidity test 43 °C 92 % RI 96 H ;

Total flux (mWb)
THIELE/SMALL PARAMETRES:
Total Q factor Qts:  0.401 Maximum impedance Zo: 31.2 (Q)
Electrical 4 factor Qes: 0.511 Suspension compliance Cms: 0.00126 (m/N)
Mechanical Q factor Oms:  1.87 BL product BL: 5.56 (N/A)
Equivalent volume Vas: . 10.04 (L) Driver piston diameter D: 38 (mm)
Effective piston area  Sd: 0.0075 (mf) .  Efficiency bandwidth product EBP: 105.06 (Hz)
Dc resistance Re: 6.7 (Q) Moving mass Mms: 6.99  (g)
Linear displacement  Xmax: 2.0 (m) _ Resonance frequence .- .F5: b4 (Hz)
Frequency response and impedance curve. .
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