Product datasheet

Characteristics

NSYCVF575M230MF
ClimaSys forced vent. roof, 575m3/h, 230V, with
roof outlet grille and filter G2

L

Main
Range ClimaSys
Product name ClimaSys CV

Product or component type

Top hood with fan

Range compatibility

Prisma Prisma iPM M
Prisma Prisma P
Prisma Prisma PH
Acti 9 enclosure

Type of ventilation filter

G2

Air flow

With outlet grille cut-out 291 x 291 mm : 350 m3/h
Free flow rate : 575 m3/h at 50 Hz

Input voltage

230V 50/60 Hz

Complementary

Rated power in W 85W

Noise level 64 dB

Height External : 96 mm
Width External : 340 mm
Depth External : 340 mm

Cut-out dimensions

228 x 228 mm

Material

Steel for hood

Colour

IP degree of protection

Hood : grey RAL 7035
IP54

Device composition

1 fixing elements
1 hood top of enclosure
1 fan

Offer Sustainability

Sustainable offer status
RoHS (date code: YYWW)

Green Premium product

Compliant - since 0940 - Schneider Electric declaration of conformity

Mar 08, 2017
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Disclaimer: This documentation is not intended as a substitute for and is not to be used for determining suitability or reliability of these products for specific user applications



I1'1_'| Schneider Electric declaration of conformity

REACh

Reference not containing SVHC above the threshold
Reference not containing SVHC above the threshold

Product environmental profile

Product end of life instructions

Available

Available

Contractual warranty

Warranty period

18 months
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http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=10178382&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=check&pid=10178382&lang=en-us

