Product datasheet
Characteristics

NSYCAG12LPH1

Watertight condensationless valves IP68 @M12

F16 litres/hour when 0,07 bar
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Main
Range ClimaSys
Fixing mode Screwed
Device composition 1 x valve
Quantity per set Set of 10
Complementary
Material PAG6

Acrilic co-polymer ( membrane )
Diameter 10.2 mm
Flame retardance V2
Ambient air temperature for operation -40...150 °C
Permeability 16 I/h
Pressure setting range <1 bar

Offer Sustainability

Sustainable offer status
RoHS (date code: YYWW)

Not Green Premium product
Compliant - since 0940 - Schneider Electric declaration of conformity

B¢ Schneider Electric declaration of conformity

REACh

Reference not containing SVHC above the threshold

Reference not containing SVHC above the threshold

Contractual warranty
Warranty period

18 months

Mar 08, 2017

Disclaimer: This documentation is not intended as a substitute for and is not to be used for determining suitability or reliability of these products for specific user applications


http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=10177313&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=check&pid=10177313&lang=en-us

