
Model GGS 27
Input Power 500 W
No Load Speed 27000 rpm
Weight 1.3 kg

Voltage Order Code Price Each

230 135-8251
110 135-8252

Die Grinders

500W one handed grinder for
use in engineering, body shops
and workshops. Supplied with
standard 6mm collet. Suitable
for grinding wheels up to
50mm diameter, rubber band-
ed polishing heads up to 20mm
and vitrified points up to
26mm.
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