Sta-Kon

Electric Heat Gun

e UL® Listed (
e 600° F to 950° F heat range
¢ 120VAC 60 Hz

GlIS

CAT. NO.  DESCRIPTION PKG. QTY.

WT1400  Dual-Temp. heat gun. 600° F/950° F, 1,300W, 120VAC, 60 Hz 1
Order multiple is std. pkg.

Separate fuel- and air-flow
controls enable precise
adjustment of flame and
temperature up to 2,500° F!

Portable Heat-Shrink Torch

¢ 2,500° F output capacity satisfies virtually any heat-
shrink, brazing or soldering requirement
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¢ Dual fuel- and air-flow controls enable separate
adjustment of temperature and flame precision
¢ Brass and steel construction provides durability

Safety Lock
s (push and turn
to lock or uniock)

N

Kill-Switch Button

Air-Flow Control

Automatic-Ignition
Start Button

Specifications
¢ Dimensions (without base): 3.9"L x 1.4"W x 5.4"H

¢ Weight (when filled): 9.88 oz.

e Fuel Tank Capacity: 2.03 fl. oz.

Fuel-Flow Control e QOperating Time (per full fuel tank): Up to 220 minutes
e QOperates on standard butane refills

Ergonomic A
Rubber Grip

Portable Heat-Shrink Torch
CAT.NO.  DESCRIPTION STD. PKG. QTY.

WT-PTORCH Portable Heat-Shrink Torch 1
Order multiple is std. pkg.
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