
• Type J or K thermocouple 

• Stainless steel probe 4.5mm x 150mm 

• 2 metres stainless steel over braided cable 7/0.2mm 

• Option of bare tails or standard plug termination with cable clamps 

• Temperature rating -60°C to +350°C 

• Grounded measuring junction 
 
Specifications: 
Sensor type:   Type J or K thermocouple to IEC 584 
Construction:   Stainless steel probe 4.5mm diameter x 150mm long, junction  
    grounded to sheath at tip 
Lead type:   2 metres glassfibre extension cable with stainless steel overbraid,  
    7/0.2mm conductors 
Lead termination:  Bare wire tails or standard plug (with cable clamps) 
Temperature range:  -60°C to +350°C 
Accuracy:   Tolerance Class 2 
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FAR146/0817. IEC Heavy Duty Thermocouple with Stainless steel  

Type   Termination     order code 
 
K   Bare Tails      XF-1237-FAR 
 
J   Standard plug with cable clamps   XF-1238-FAR 
K   Standard plug with cable clamps   XF-1239-FAR 


