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L NOTE: RECOMMENDED P.C.B. LAYOUT
1. MATERIAL:
CONTACT: PHBR 0.2t
HOUSING: LCP ULS4V-0 (COLOR: BLACK)
FINISH:
CONTACT: ALL OVER--- Ni UNDER 0.5 MICRON THK,
CONTACT AREA--- Au 0,38 MICRON THK,
SOLDER TAIL---TIN LEAD 2.5 MICRON THK,
2. MAXIMUM PCB BOW ON THIS DIMENSION IS 0.lmm.
3, PACKING SPEC, REFER TO GS-14-723,
4, ELIMINATE THE CORNER TO PREVENT
INTERFERENCE WITH SOLDER TAIL.
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