Bat Handle Subminiature Toggle

@

Features
® Single and Double Pole Types
® Epoxy Sealed Terminals

NTE Dia
Type No. Circuitry Action Actuator No.
54-140 SPST ON NONE OFF Chrome Plated Brass S86
54-141 SPDT ON NONE ON Chrome Plated Brass S86
54-142 DPDT ON NONE ON Chrome Plated Brass S86

SPECIAL NOTE: () = Momentary Function

Bat Handle Subminiature Toggle
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Specifications

Current Rating: 3A 120VAC or 28VDC, 1.5A 250VAC
Insulation Resistance: 1000 Megohms (min.)
Dielectric Strength: 1500V RMS (min.)

Temperature Rating: -22° to +185°F (-30° to +85°C)
Electrical Life: 30,000 cycles (min.)

Terminal Type: Solder Lug

Mounting Hole: .192 (4.9)
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Features
® Epoxy Sealed Terminals

NTE Dia
Type No. Circuitry Action Actuator No.
54-395 SPST ON NONE OFF Chrome Plated Brass S95
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Specifications

Current Rating: 5A 120VAC or 28VDC, 2A 250VAC
Insulation Resistance: 1000 Megohms (min.)
Dielectric Strength: 1000V RMS (min.)

Temperature Rating: -22° to +266°F (-30° to +130°C)
Electrical Life: 50,000 cycles (min.)

Terminal Type: Solder Lug

Mounting Hole: .250 (6.35)
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