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SPEAKER  PARAMETER
MODEL

PMW8A     58 0.433 0.413 0.982 98 4408.89

Fs
(Hz) Qms Qes Qts Vas

(CuFt) (dB)
SPL

(W)
MAX POWER
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SPEAKER  PARAMETER

TEMPLATE  FOR  PDMR8
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MODEL

PDMR8 368 2.5832 4.224 1.603 0.02143 94 360

Fs
(Hz) Qms Qes Qts Vas

(CuFt) (dB)
SPL

(W)
MAX POWER

91mm
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