PFAG61

VPRSI INEN TESTeLINK RF Cables

LOW LOSS/VSWR

SISRENSSRL S SEE  Professional High Frequency RF Test Cables.

TIGHT MIN BEND
Connector Choices Include;

CGHEWEIGHT 1.85mm(V), 2.4mm, 2.92mm(K), & 3.5mm.

3;"/"?'17’57 N
(P Key Features;

@ Hi-Frequency Point to Point Cable

(% Light Weight with Low Min Bend

@ Low Loss <2.07db/ft @ 67GHz

(75 Low VSWR < 145:1 (Typical < 1.30:1)
(7 RF Leakage >-100dB to 18GHz

() Temp. Rated from -50°C to 125°C

Confiquration Chart
YYZZ = Connector Option
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ESTeLINK RF Cables
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