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ROLINE GOLD Antennenkabel Stecker / Buchse, 2,5m

ROLINE GOLD Cable d'antenne M / F, 2,5m

ROLINE GOLD Antenna Cable, Male - Female, 2.5m
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Electrical Test: J. o1V M . 3. oIV F
1. 100%Test{Open ,short ,miss wire)
2. Contact Resistance: 10 ohm Max
3. Insulation Resistance: 10M ohm Min
4. Hi-Pot: 100V DC/10ms
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52| wmcries wm | Rotronic Co., Ltd.
X 015 .30
;(O)E)( g;g ég ROLINE Gold Antenna Cable, 75 Ohm, M-F, 2.5m
CUSTOMER :
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