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ROLINE DisplayPort Kabel, 4K, DP ST - ST, 5,0 m
ROLINE Cable DisplayPort DP M - DP M, 5,0 m

ROLINE DisplayPort Cable, DP-DP, M/M, 5.0 m
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Electrical Test:
1. 100% Test(Open, Short, Miss Wire) Pin Assianment
2. Contact Resistance: 2 ohm Max Conn1 Conn.2 9 Conn1 Conn.2
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2. DisplayPort, Male, Pin: Gold Plated, Insulator: Black, Shell: Gold Plated
3. DisplayPort, Shell: ABS, Color: Black
4. DisplayPort, Shell: ABS, Color: Black
5. Outer Molding: PVC 45P, Color: Black
6. Inner Molding: PE
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