
ST-style SM/MM Adapter Panels - Pre-Loaded

Capacity Type Version Catalog No.
6 6 ST-style Standard FSPST6
8 8 ST-style High-Density FSPST8

SC to ST-style Duplex Adapter Panels SM/MM - 
Pre-Loaded

Capacity Type Version Catalog No.
6 3 SC to ST-style Standard FSPSCST3

12 6 SC to ST-style High-Density FSPSCST6

MT-RJ, SM/MM Adapter Panels - Pre-Loaded
Capacity Type Version Catalog No.

12 6 MT-RJ Standard FSPMTRJ6
16 8 MT-RJ High-Density FSPMTRJ8

SC Simplex, SM/MM Adapter Panels - Pre-Loaded

Capacity Type Version Catalog No.
6 6 SC Simplex, blue Standard FSPSC6
8 8 SC Simplex, blue High-Density FSPSC8

SC Duplex, SM/MM Adapter Panels - Pre-Loaded

Capacity Type Version Catalog No.
6 3 SC Duplex blue Standard FSPSCD3

12 6 SC Duplex blue High-Density FSPSCD6
6 3 SC Duplex orange Standard FSPSCDO3

12 6 SC Duplex orange High-Density FSPSCDO6
6 3 SC Duplex yellow Standard FSPSCDY3

12 6 SC Duplex yellow High-Density FSPSCDY6

™

Modular FSP series fiber adapter panels snap into all OPTIchannel fiber rack
mount panels and wall mount cabinets.

Adapter panels are available as blank plates or with ST-style, SC Duplex, FC,
MT-RJ, LC and SC to ST-style adapters. All adapter panels are available in high-
density versions.

The JackPack™ keystone 4-port adapter panel accepts multimedia connections.
The Blolite™ adapter panel accepts 6  blown fiber adapters (Catalog No.
FABL6) as well as HPW jacks and Snap Fit connectors.

Cold rolled steel panel finished with a durable black 
powder coat finish

Dimensions:  1.1” (28) Wide x 5.1” (130) High

Weight (loaded):  0.1 lbs.

FC/PC adapter housings are nickel-plated machined 
brass

ST-style adapters have black oxide nickel-plated zinc 
die-cast housings

High-retention phosphor bronze alignment sleeves in 
ST-style, SC and LC adapters suitable for Singlemode 
and Multimode applications

SC Simplex APC and FC adapters have precision 
zirconia ceramic sleeves for Singlemode applications

FSP Adapter Panels

HUBBELL PREMISE WIRING FIBER OPTIC SOLUTIONS

All SC and MT-RJ adapters secured with screws 

Special orange and yellow SC duplex colors available

Available in loaded, unloaded or blank versions

Nylatch fasteners used for quick snap in installation

SC Simplex APC (Angle Polish Connector) adapter 
panels available

FEATURES

SPECIFICATIONS

High-Density Versions

Loaded, Unloaded or Blank

Multimode and Singlemode
Applications

Multimedia Solutions

www.hubbell-premise.com

ORDER INFORMATION

FSPSC6
FSPSC8

FSPSCDO3

FSPSCDG6

FSPST6 FSPST8 FSPSCST3 FSPSCST6

FSPSCDR6

FSPMTRJ6 FSPMTRJ8



LC Duplex Adapter Panels - Preloaded

Capacity Type Version Catalog No.
12 6 LC Duplex Standard FSPLC6

LC Quad Adapter Panels - Pre-Loaded

Capacity Type Version Catalog No.
12 3 LC Quad Standard FSPLCQ3
24 6 LC Quad High-Density FSPLCQ6

FC/PC SM Ceramic Split Sleeve Adapter Panels - 
Pre-Loaded
Capacity Type Version Catalog No.

6 6 FC/PC Standard FSPFC6
ceramic split sleeve

SC Simplex, SM APC Adapter Panels - Pre-Loaded

Capacity Type Version Catalog No.
6 6 APC, SC Simplex, greenStandard FSPSCA6
8 8 APC, SC Simplex, greenHigh-Density FSPSCA8

Blank FSP Plates

Capacity Type Version Catalog No.
- Blank - FSPB

Unloaded FSP Adapter Panels

Capacity Accepts Version Catalog No.

6 SC Simplex or MT-RJ Standard FSPMTRJ6X
8 SC Simplex or MT-RJ High-Density FSPMTRJ8X

3 SC Duplex or LC Quad Standard FSPSCD3X
6 SC Duplex or LC Quad High-Density FSPSCD6X

6 ST-style Standard FSPST6X
8 ST-style High-Density FSPST8X

6 LC Duplex Standard FSPLC6X

4 Jack-Pack™, HD and - FSPHD4X
HXJ Jacks series, SF Fittings

FSPLC6 FSPLCQ3 FSPLCQ6 FSPFC6

FSPSCA6 FSPSCA8
FSPB

FSPSCD3X FSPSCD6X FSPST6X

FSPMTRJ6X FSPMTRJ8X

FSPHD4X
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Worldwide Locations
Hubbell Premise Wiring, Asia Pacific 852-2836-7131 Fax: 852-2836-7132 Hubbell de Mexico, S.A. de C.V. 52-5-559-5304 Fax: 52-5-559-5885
Hubbell Canada Inc. 905-839-1138 Fax: 905-839-9108 Hubbell Premise Wiring, Middle East 971-4-393-4192 Fax: 971-4-393-4194
Hubbell Premise Wiring, China 8621-6309-0119 Fax: 8621-6309-0122 Hubbell Premise Wiring, Puerto Rico 787-720-7185 Fax: 787-789-2796
Hubbell Premise Wiring, Europe 44-(0)1234-848550 Fax: 44-(0)1234-856190 Hubbell-Taian Co., Ltd., Taiwan 886-2-(0)2515-0855 Fax: 886-2-(0)2515-0899
Hubbell Int’l. Inc., Korea Branch 82-2-(0)2607-1363 Fax: 82-2-(0)2603-7386 Hubbell Incorporated, Turkey 90-216-414-8147 Fax: 90-216-414-8148
Hubbell Premise Wiring, Latin America 305-251-4236 Fax: 305-251-4087 Hubbell Premise Wiring, Venezuela 58-16-6807453 Fax: 58-281-2820323
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