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Side panel for use with housing half shells 125 x 87 mm and 145 x 125 mm in size; panel thickness: 2 mm;
total height of housing: 67 mm; material: polycarbonate; color: light gray similar to RAL 7035

Key Commercial Data

Packing unit 10 STK

U]
47055626"427386

GTIN 4055626427386

Weight per Piece (excluding packing) 13.770 g

Custom tariff number 85389099

Country of origin Germany

Technical data

General

| Housing material PC

Ambient conditions

Ambient temperature (storage/transport) -40°C...70°C

Ambient temperature (assembly) -5°C .. 100 °C

Ambient temperature (operation) -40 °C ... 100 °C (depending on power dissipation)
Dimensions

Width 96 mm

Height 59.5 mm

Depth 2mm

Classifications

eCl@ss

| eCl@ss 5.1 27180506
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Classifications

ECPH(ENIX

eCl@ss
eCl@ss 8.0 27182702
eCl@ss 9.0 27182702
ETIM
ETIM 5.0 EC001031
ETIM 6.0 EC001031
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