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B30 Series Print Ribbons

BradylD.com/s35

Print Ribbons for BBP®30, BBP®31,
BBP®33, BBP®35 & BBP®37

“Drop & Click” print ribbons for 5 second ribbon supply changes
e Tough, smear-proof ribbons that produce long-lasting printed text

and can withstand years in industrial areas and outdoor conditions
e Self-contained cartridges drop straight into printer with a “click”

e No calibrating, no threading, no wasted feeding, no hassles and
the ink will always be facing the right direction!

e Printer notifies user if installed ribbon is not recommended for
installed labels

Print Ribbon / Label Material Compatibility
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Ribbon installs in 5 seconds...snaps into place!

B-# Material
§

B-342 Permasleeves o - - - - = o = = — — _ _
w B-344 Permasleeves - - - — (] - - — o _ _ _ _
m B-345 | Permasleeves - o - - - - = ° - _ _ _ _
: B-423 | Glossy White Polyester - (] [ - - - - - - - - — _
o B-424 | Matte White Paper o - - = = = = _ _ _ _ _ _
-5 B-425 | Polypropylene ° - - ° - - - _ _ _ _ _ _
= B-428 | Metallized Polyester ° = = - - _ _ _ _ _ _ _ _
o B-432 | Glossy Clear Polyester - [ ] - - - - - [ - - _ _ _
v B-434 | Glossy Metallized Polyester = [ = = - - - - = = - - _
B-437 | Tedlar® ) - - - - - - - - — - _ _
'U B-438 | Tamper Evident Metallized Polyester () - - - - = = = = — _ _ _
:. B-480 | Polyester Rubber-Based Adhesive - (J - - - - - (J - - - - -
: B-483 | Glossy White Polyester - ([ ] - - - - = = = _ _ _ _
—r B-483 | ToughStripe® - ° - - - - , ° _ _ _ _ _
m B-484 | Glossy White Polyester = [ J = - - - - - = = = - -
- B-486 | Matte Metallized Polyester ° - - - - - - _ _ _ _ _ _
m B-488 | Matte White Polyester () - - = = = = _ _ _ _ _ _
B-489 | Matte White Polyester o - - - - - - . - _ _ _ _

B-509 | Printable Magnetic - - - - - [} - - - - - - o+

B-526 | Photoluminescent Polyester — - - - - [} - - - - - - ®**

B-549 | Cold Temperature Polyester = = = = = [ = = = [ = = @

B-551 Non-Adhesive Tag - - - - - [ - - - - - - o
B-565 | Metallized Polyester - - - = = ) = = - - - - _

w B-569 | Low-Halide Polyester - - - - - (J - - - (J - - @

u B-581 Repositionable Viny! - - - - - (] - - - [ ] - - [ B

o B-584 | Retro Reflective - - - - - ) - - - - - - o
B-593 | Raised Panel - [ ] - = = = = ° - - - - _

m B-595 | Outdoor Vinyl - - - - - ° _ - _ PS o | @ P
m B-854 | Toughwash™ Metal Detectable - [ - - - - - = - - - - _
: ° B-855 | Toughwash™ - [ - - - - - - - - . . -
(D B-724 | Matte Amber Polyimide ° = - - - _ _ - _ _ _ _ _
m B-727 | Glossy White Polyimide - ) - - - - - - - - - - -
B-787 | Glossy White Polyvinyl Flouride = ] = = - - - - = = - - —
B-7569 | Vinyl Film - - - - - ) - - - — _ _ _
B-7642 | Permasleeves o - - ) = — — - — — _ — _

Refer to the corresponding Tech Data Sheets for complete material information at BradylD.com/techdata.

* B30-R4500-SV ribbon for use with B-342 black PermaSleeves® only;, B30-R6700-WT ribbon for use with B-345 black PermaSleeves® only.
**Colored ribbons optimized for use on white material. Test use on other material colors for suitability to your application.

***Use B30-R10000-YL for printing yellow onto white. Use B30-R10000-YL2 for printing yellow onto other colors of B-595.
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B30 Series Print Ribbons

BradylD.com/s35

Single Color Print Ribbons
e Solid color ribbons for printing a single color onto a label

e Can be swapped out for printing multi-color labels on BBP35 or BBP37 printer
if a paneled multi-color ribbon is not on-hand

Fits Printer Model(s) Catalog # Color Size Inch (mm) Length Feet (m)
BBP30, 31,33,35,37 __B30-R10000 I Back 4.330 (109.9) 200 ft. (60.9 m)
BBP30, 31,33, 35 37 B30-R6000. I Cock 4330 (109.9) 200 ft. (60.9 m)
BBP30, 31,33,35,37  B30-R6200 I Sock 4.330(109.9) 200 ft. (60.9 m)
BBP30, 31,33, 35 37 B30-R6400 I 5ock 4.330(109.9) 200 ft. (60.9 m)
BBP30, 31,33,35,37 __ B30-R6600 I Block 4.330 (109.9) 200 ft. (60.9 m)
BBP30, 31, 33,35, 37 B30-R4300 I Black 4.330 (109.9) 200 ft. (60.9 m)
BBP30, 31, 33,35 37 B30-R10000-WT 1 White 4330 (109.9) 200 ft. (60.9 m)
BBP30, 31, 33, 35,37  B30-R4400-WT 1 White 4.330(109.9) 200 ft. (60.9 m)
BBP30, 31,33, 35,37 B30-R6700-WT. 1 White* 4.330(109.9) 200 ft. (60.9 m)
BBP30, 31, 33,35, 37 B30-R4500-SV. I Silver* 4.330 (109.9) 200 ft. (60.9 m)
BBP30, 31, 33,35, 37 B30-R10000-RD I Red 4330 (109.9) 200 ft. (60.9 m)
BBP30, 31, 33,35 37 B30-R10000-GN I Green 4330 (109.9) 200 ft. (60.9 m)
BBP30, 31,33,35,37 __ B30-R10000-BL I Blue 4.330 (109.9) 200 ft. (60.9 m)
BBP30, 31, 33, 35,37 B30-R10000-YL Yellow™ 4.330 (109.9) 200 ft. (60.9 m) colors of B-595.
BBP30, 31, 33,35, 37 B30-R10000-YL2 Yellow** 4.330 (109.9) 200 ft. (60.9 m)
BBP30, 31, 33,35, 37 B30-R10000-OR [ Orange 4.330 (109.9) 200 ft. (60.9 m)
BBP30, 31, 33,35 37 B30-R10000-MA I Magenta 4330 (109.9) 200 ft. (60.9 m)
BBP30, 31,33,35,37  B30-R10000-PRCCY MMM Process Cyan**  4.330(109.9) 200 ft. (60.9 m)
BBP30, 31, 33,35, 37 B30-R10000-PRCYEL Process Yellow**  4.330 (109.9) 200 ft. (60.9 m)
BBP30, 31,33,35,37  B30-R10000-PRCMAG M Process Magenta™* 4.330 (109.9) 200 ft. (60.9 m)

BBP®35 & BBP®37 Multi-Color "Paneled" Print Ribbons

e Ribbons have panels of 2- or 4-different colors for printing
multiple colors onto a label

e Use CMYK ribbon for printing blended colors. Blended colors
are not as saturated as solid or spot color paneled ribbons, but
do offer a broader palatte of available colors and shades

e Print multiple colors without having to swap in multiple ribbons

Two Color Print Ribbons

Fits Printer
Model(s)
8" panel length - Typical yield: 100 panel sets per roll

Catalog #

Size Inch (mm)

* B30-R4500-SV ribbon for use with B-342 black
PermaSleeves® only; B30-R6700-WT ribbon for
usewith B-345 black PermaSleeves® only.

** B30-R10000-YL for printing yellow onto white.
B30-R10000-YL2 for printing yellow onto other

*** Process ribbons print a much lighter shade -
designed to be used together with other process
ribbons and black ribbon to lay down a dot pattern
for printing "blended" colors and process color
objects with the BBP35 or BBP37 printers.

Length Feet (m)

BBP35, 37 Only B30-R10000-KR-8 1] Black and Red 4.330 (101.9) x 8.000 (203.2) Panels 200 ft. (60.9 m)
BBP35, 37 Only B30-R10000-KY-8 I Black and Yellow 4.330 (101.9) x 8.000 (203.2) Panels 200 ft. (60.9 m)
BBP35, 37 Only B30-R10000-KB-8 I Black and Blue 4.330 (101.9) x 8.000 (203.2) Panels 200 ft. (60.9 M)
BBP35, 37 Only B30-R10000-KO-8 e Black and Orange 4.330 (101.9) x 8.000 (203.2) Panels 200 ft. (60.9 m)
BBP35, 37 Only B30-R10000-KG-8 I Black and Green 4.330 (101.9) x 8.000 (203.2) Panels 200 ft. (60.9 m)
BBP35, 37 Only B30-R10000-GR-8 I Green and Red 4.330 (101.9) x 8.000 (203.2) Panels 200 ft. (60.9 m)

16" panel length - Typical yield: 60 panel sets per roll

BBP35, 37 Only B30-R10000-KR-16 ] Black and Red 4.330 (101.9) x 16.000 (406.4) Panels 200 ft. (60.9 m)
BBP35, 37 Only B30-R10000-KY-16 ] Black and Yellow 4.330 (101.9) x 16.000 (406.4) Panels 200 ft. (60.9 m)
BBP35, 37 Only B30-R10000-KB-16 ] Black and Blue 4.330 (101.9) x 16.000 (406.4) Panels 200 ft. (60.9 m)
BBP35, 37 Only B30-R10000-KO-16 [ Black and Orange 4.330 (101.9) x 16.000 (406.4) Panels 200 ft. (60.9 m)
BBP35, 37 Only B30-R10000-KG-16 ] Black and Green 4.330 (101.9) x 16.000 (406.4) Panels 200 ft. (60.9 m)
BBP35, 37 Only B30-R10000-RB-16 I Red and Blue 4.330 (101.9) x 16.000 (406.4) Panels 200 ft. (60.9 m)

Four Color Print Ribbons
Fits Printer Model(s) Catalog #

Size Inch (mm)

Length Feet (m)

8" panel length - Typical yield: 50 panel sets per roll

BBP35, 37 Only B30-R10000-KRGB-8 DO | Black, Red, Green and Blue 4.330 (101.9) x 8.000 (203.2) Panels 200 ft. (60.9 m)
BBP35, 37 Only B30-R10000-KRYG-8 I I Black, Red, Yellow and Green 4.330 (101.9) x 8.000 (203.2) Panels 200 ft. (60.9 m)
BBP35, 37 Only B30-R10000-KRYB-8 | ] Black, Red, Yellow and Blue 4.330 (101.9) x 8.000 (203.2) Panels 200 ft. (60.9 m)
BBP35, 37 Only B30-R10000-KRBO-8 I Black, Red, Blue and Orange 4.330 (101.9) x 8.000 (203.2) Panels 200 ft. (60.9 m)
BBP35, 37 Only B30-R10000-CMYK-8 | Process Cyan, Mgnta, Yell, Bk~ 4.330 (101.9) x 8.000 (203.2) Panels 200 ft. (60.9 m)

16" panel length - Typical yield: 30 panel sets per roll

BBP35, 37 Only B30-R10000-KRGB-16 NN Black, Red, Green and Blue

4.330 (101.9) x 16,000 (406.4) Panels

200 ft. (60.9 m)

BBP35, 37 Only B30-R10000-KRYB-16 NN ] Black, Red, Yellow and Blue

4.330 (101.9) x 16.000 (406.4) Panels

200 ft. (60.9 m)

BBP35, 37 Only B30-R10000-CMYK-16 IS Black, Cyan, Magenta, Yellow **

4.330 (101.9) x 16.000 (406.4) Panels

200 ft. (60.9 m)

** Process ribbons print a much lighter shade - designed to be used together with other process ribbons and black ribbon to lay down a dot pattern for printing

"blended" colors and process color objects.
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B30 Series



