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Wiha Drive-Loc VI Handles & Blades

For Adjustable Length __:5&.‘\'?‘"

Locking Blades b

Ergonomic
handles in ESD
Safe, cushioned
& non-slip grip

-

See Drive-Loc VI
Nut drivers on Page 4

Blade length can be adjusted
from 1.7 to 4.7” In 1/8” increments

Blades high quality CVM
steel, hard chrome finish

pr.LEEN Drive-Loc VI Cushion Grip Handle
Wiha-SoftFinishe impact resistant, with roll off

protection.

Item O ™= = wa ===
No. mm mm Inch mm Inch Ibs.
28488 6.0 115 4.5 36.0 1.41 .26
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p2.7 5[} ESD Safe Drive-Loc VI Cushion Grip
Handle Wiha-SoftFinishe impact resistant, with
roll off protection.

tem O = = = =g
No. mm mm Inch mm Inch Ibs.
28486 6.0 115 45 36.0 1.41 .21
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Drive-Loc VI MicroFinish Non-Slip
Grip Handle Wiha-MicroFinish handle, won’t
peel, crack or deteriorate when exposed to
petroleum solvents.

tem O ™= == wa we g
No. mm mm Inch mm Inch Ibs.
28487 6.0 115 4.5 36.0 1.41 .20
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Drive-Loc VI Standard Narrow
Profile Tech Handle Dynamic non-locking,
impact resistant, friction hold. Fits all Drive-Loc
blades. Does not have locking feature.

Item L N
No. mm mm Inch mm Inch Ibs.
10810 6.0 135 5.3 152 .60 .16

Adjust
interchangeable
Drive-Loc mechanism guarantees a blades from
secure hold & rapid blade exchange 40 to 120mm
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E Slotted Drive-Loc VI Interchangeable
Blade High alloy CVM steel, through hardened,
hard chrome finish. OAL 150mm/5.9”.

Blades fit all Drive-Loc VI handles.

Item O 0 —

—
No. mm+mm  Ibs.  pkg.
28106 35 45 10 1
28108 556 65 .10 A1
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Slotted & Phillips Drive-Loc VI
Interchangeable Blade High alloy CVM steel,
through hardened, hard chrome finish. OAL
150mm/5.9”. Blades fit all Drive-Loc VI handles.

ltem QO O +5 ==
No. mm + Size Ibs.  pkg.
28107 30 O 10 1
28109 40 1 10 1
28110 6.0 2 10 1
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m Phillips Drive-Loc VI Interchangeable
Blade High alloy CVM steel, through hardened,
hard chrome finish. OAL 150mm/5.9". Blades fit
all Drive-Loc VI handles.

ltem Q@ O v ==

No. Size + Size Ibs.  pkg.

28112 1 2 10 1
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Square Drive-Loc VI Interchangeable
Blade High alloy CVM steel, through hardened,
hard chrome finish. OAL 150mm/5.9”. Blades fit
all Drive-Loc VI handles.

Item QO O ¢ =
No. Size + Size Ibs.  pkg.
28137 1 2 10 1
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Tools that work for you
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Pozidriv® Drive-Loc VI Interchangeable
Blade High alloy CVM steel, through hardened,
hard chrome finish. OAL 150mm/5.9”. Blades fit
all Drive-Loc VI handles.

Item O O v ==

No. Size + Size Ibs.  pkg.

28114 1 2 10 1
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m Tri-wing® Drive-Loc VI Interchangeable
Blade High alloy CVM steel, through hardened,
hard chrome finish. OAL 150mm/5.9”. Blades
fit all Drive-Loc VI handles.

Item @ @ ¢ ==
No. Size + Size Ibs.  pkg.
28138 0 1 10 1
28139 2 3 10 1
28140 4 5 10 1
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Torq Set® Drive-Loc VI Interchangeable
Blade High alloy CVM steel, through hardened,
hard chrome finish. OAL 150mm/5.9”. Blades fit
all Drive-Loc VI handles.

ltem ® @ ¢ ==

No. Size + Size Ibs.  pkg.

28142 2 4 .08 1

28143 6 8 10 1
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TORX"Drive-Loc VI Interchangeable
Blade OAL 150mm/5.9”

Item QO O v+ =
No. Size + Size Ibs.  pkg.
28126 T6 T8 .10 1
28127 T7 T9 .10 f
28128 T1I0 T15 .10 1
28129 T20 T25 .10 1
28130 T30 T40 .10 1

Security TORX® Drive-Loc VI
Interchangeable Blade OAL 150mm/5.9”

Item O O v ==
No. Size + Size Ibs.  pkg.
28132 Tés T8s .10 1
28133 T7s T9s 10 1
28134 T10s Ti5s .10 1
28135 T20s T25s .10 1
28136 T30s T40s .10 1




