Part number

MFOE 24.32M

Product description
Version

Series

Product type

Variant

Style

Family

Size

Technical data
Material

IP degree of protection
Cable entry

Further technical details
Weight

E-Xtreme® V-TYPE version
hoods for two levers

with 4 pegs

side entry, without adaptor
high construction

CLASS enclosures

size "104.27"

metal
IP66/IP67/IP69

M32

1,00g

Brief description:

hood with 4 moulded pegs, size "104.27", side entry, high construction, without adaptor, M32, E-Xtreme® version, IP66/IP67/IP69

General ordering information
EAN13 code

Packaging Information
Packaging length

Packaging height

Packaging width

Packaging weight

Packaging volume
Packaging description
Packaging quantity
Packaging EAN code
Sub-packaging weight
Sub-packaging description
Sub-packaging quantity
Sub-packaging EAN barcode

8015747250528

180,00 mm
160,00 mm
300,00 mm

0,01 kg

8,64 dm3

Carton box

10 Pcs
8015747250764
0,01 kg

Plastic pakaging
5Pcs
8015747250771



Part number

MFOE 24.32M

Catalogue drawings
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