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BOXES *
Q{i‘naotxee;n ae fmed wihan 866 ZIC 866 ZIC Kl 886 zIC KR 38386 zIC K 893 ALM Kl 393 ALM
Pha_s[eb?arrier 5oxes are 86 X 86MM 86 X 86MM 86 X 146MM 86 X 146MM 146 X 146MM 146 X 146MM
%Vnaésam||et%§§f§ﬁ Producs 891 ALM K 391 ALM K 892 ALM H 3892 ALm
+44(0) 1634 821210 86 X 86MM 86 X 86MM 86 X 146MM 86 X 146MM
FRONTPLATES (SUPPLIED WITH MOUNTING FRAME)
WHITE 15001 WHI 15002 WHI KR 15003 wHI EN 1s500awHi KN 15006 wHi KB 15008 WHI
86 X 86MM 86 X 86MM 86 X 146MM - 86 X 146MM 146 X 146MM 146 X 146MM
CHARCOAL 15101 CHA KN 15102cHA BN 15103 cHA KN 1510acHA BB 15106 cHA KN 15108 cHa H
86 X 86MM 86 X 86MM 86 X 146MM 86 X 146MM 146 X 146MM 146 X 146MM
SATIN CHROME 15101scR KN 15102scR  EA 15103sckR  EH 15104scR KM 15106 SCR KA 15108 SCR
86 X 86MM 86 X 86MM 86 X 146MM 86 X 146MM 146 X 146MM 146 X 146MM
CHAMPAGNE 15101 chiM KN 15102cim KN 15103 cHm BB 1510acHM KB 15106 CHM 15108 CHM
86 X 86MM 86 X 86MM 86 X 146MM 86 X 146MM 146 X 146MM 146 X 146MM
EURO DATACOM FRONTPLATES (WITH INTEGRAL GRID)
Accent is based on a simple
modular concept so that
WHITE 15182 wHi 1518w BN vitualy any configuraton
MODULE MODULE of switches, sacket outlets
CHARCOAL 15182 CHA HE1 15184 CHM and ELY outlets can be
2 MODULE 4 MODULE assembled.
SATIN CHROME 15182 SCR 15184 scR K
2 MODULE 4 MODULE
CHAMPAGNE 15182 CHM 15184 CHM
2 MODULE

4 MODULE




Flush and surface mounted metal
poxes and frames, surface PVC and
moulded urea boxes, frames and
accessories.

All MK flush metal boxes are manufactured from superior materials and are fitted
with earth terminals, an adjustable lug for out of square alignment and include

more than an adequate number of knockouts.

16mm

PLASTERDEPTH

FLUSH

3995 ZIC
FOR 1, 2 AND

3 GANG
PLATESWITCHES

With earth terminal and
adjustable lug

DIMENSIONS:
72 x 72mm

FIXING CENTRES:
60.3mm

B85.4662: 1970

STEEL BOXES

25mm
FLUSH

861 ZIC 110
1 GANG

ONE ADJUSTABLE LUG
862 ZIC H
2 GANG

ONE ADJUSTABLE LUG

With earth terminal, and
adjustable lug
DIMENSIONS:
1'gang: 75 x 75mm
2 gang: 75 x 135mm
FIXING CENTRES:
1.gang: 60.3mm
2gang: 120.6mm
KNOCKOUTS:

1 gang: 12 x 20mm
2 gang: 16 x 20mm
BS.4662: 1970

STEEL BOXES

35mm
FLUSH

866 ZIC
1 GANG
ONE ADJUSTABLE LUG

886 ZIC
2 GANG
ONE ADJUSTABLE LUG

DIMENSIONS:

1'gang: 75 x 75mm

2 gang: 75 x 135mm

FIXING CENTRES:

1 gang: 60.3mm

2 gang: 120.6mm

KNOCKOUTS:

1 gang: 11 x 20mm

2 gang: 12 x 20mm
3 x 25mm

" B5.4662: 1970

46mm
47mm
FLUSH

877 2IC
1 GANG
46MM DEEP

878 zIC H
2 GANG

47MM DEEP

ONE ADJUSTABLE LUG

DIMENSIONS:
1'gang: 75 x 75mm
2 gang: 75 x 135mm
FIXING CENTRES:
1 gang: 60.3mm
2 gang: 120.6mm
KNOCKOUTS:
877: 1% 25mm

9 x 20mm
878: 6 x 25mm

10 x 20mm

B5.4662: 1970

MOUNTING BOX ACCESSORIES see page 178



