= Tyco AMP Metrimate are RoHS Compliant
Electronics Pin and Socket Connectors

NOTE: All part numbers

In-Line Connectors, 5 [.197] Centerline

Free-Hanging
Connectors

Material
Red thermoplastic, 94V-0 rated

Related Product Data
Mateable PC Board Mount
Headers - Pages 41 and 48-51
Contacts - Pages 9-14

Keying Plug - Page 44
Dimensional Specifications -
Page 40

Performance Characteristics -
Page 3

Technical Documents - Page 58
Product Specification -
108-10033

Application Specification -
114-10040

Plug Housing Receptacle Housing
(Accepts Socket Contacts) (Accepts Pin Contacts)

Locking Latch Locking Tab

Serrated Release Serrated Release

No. of Housing Part No.*
Positions Plug Receptacle
1 (Positive Latch)  207535-1**  207535-1**
1 (Breakaway Latch) 211076-1** 211076-1**
3 207360-1 207359-1
6 207377-1 207376-1
10 207396-1 207397-1
16 207542-1 207543-1
*Housing only, order contacts separately. See
pages 9-14 for contact specifications.
**Hermaphroditic housing accepts pins or sockets
and mates with itself.
Note: 1-Position Housings with Positive Latch NOT
designed to be unmated; Breakaway Latch
designed to be unmated.

1 position Housing (Breakaway Latch shown)
(Hermaphroditic Housing Accepts
Pins or Sockets and Mates With ltself.)

/— Detent

Latching Port

39
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