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Circuit Board Stacking Spacer
CBS-TMM

UL94 V-2 Nylon 6/6, RMS-01 Natural

SEE TABLE FOR THREAD DETAIL AT BOTH ENDS

Part Number
"A" Standoff Height Std  

Pack Qty#6-32 Thread M4 Thread
CBS-TMM-4-01 CBS-TMM-M4-4-01 6.4 1000
CBS-TMM-6-01 CBS-TMM-M4-6-01 9.5 1000
CBS-TMM-8-01 CBS-TMM-M4-8-01 12.7 1000

CBS-TMM-10-01 CBSTMM-M4-10-01 15.9 1000
CBS-TMM-12-01 CBSTMM-M4-12-01 19.1 1000

- CBSTMM-M4-14-01 22.2 1000
CBS-TMM-16-01 CBSTMM-M4-16-01 25.4 1000
CBS-TMM-20-01 - 31.7 1000
CBS-TMM-22-01 - 34.9 1000

Metric Low Voltage Insulators
TNM

Natural UL94 HB Nylon 6/6, RMS-133

Inserts: Brass, RMS-231

•  Voltage breakdown > 11,000 volts/mm

Female/Female

Female/Male

Male/Male

Can't find the size you are  
looking for? Contact us!

Part Number
Thread "A" "B" "T" "L" Std  

Pack QtyFemale/Female Female/Male Male/Male
TNM2.5-6.5-10-1 TNM2.5-6.5-10-2 TNM2.5-6.5-10-3 M2.5 6.5 6 0.6 10 100
TNM2.5-6.5-15-1 - TNM2.5-6.5-15-3 M2.5 6.5 6 0.6 15 100
TNM2.5-6.5-20-1 TNM2.5-6.5-20-2 - M2.5 6.5 6 0.6 20 100

- TNM2.5-6.5-25-2 TNM2.5-6.5-25-3 M2.5 6.5 6 0.6 25 100
TNM2.5-8-10-1 TNM2.5-8-10-2 TNM2.5-8-10-3 M2.5 8 6 0.68 10 100
TNM2.5-8-15-1 TNM2.5-8-15-2 TNM2.5-8-15-3 M2.5 8 6 0.68 15 100
TNM2.5-8-20-1 - TNM2.5-8-20-3 M2.5 8 6 0.68 20 100

- - TNM2.5-8-25-3 M2.5 8 6 0.68 25 100
TNM3-6.5-10-1 TNM3-6.5-10-2 TNM3-6.5-10-3 M3 6.5 6 0.75 10 100
TNM3-6.5-12-1 TNM3-6.5-12-2 TNM3-6.5-12-3 M3 6.5 6 0.75 12 100
TNM3-6.5-15-1 TNM3-6.5-15-2 TNM3-6.5-15-3 M3 6.5 6 0.75 15 100
TNM3-6.5-18-1 - TNM3-6.5-18-3 M3 6.5 6 0.75 18 100
TNM3-6.5-20-1 TNM3-6.5-20-2 TNM3-6.5-20-3 M3 6.5 6 0.75 20 100
TNM3-6.5-25-1 TNM3-6.5-25-2 TNM3-6.5-25-3 M3 6.5 6 0.75 25 100
TNM3-6.5-30-1 TNM3-6.5-30-2 TNM3-6.5-30-3 M3 6.5 6 0.75 30 100
TNM3-6.5-40-1 TNM3-6.5-40-2 TNM3-6.5-40-3 M3 6.5 6 0.75 40 100
TNM3-6.5-45-1 TNM3-6.5-45-2 TNM3-6.5-45-3 M3 6.5 6 0.75 45 100
TNM3-8-10-1 TNM3-8-10-2 - M3 8 6 0.75 10 100
TNM3-8-12-1 TNM3-8-12-2 TNM3-8-12-3 M3 8 6 0.75 12 100
TNM3-8-15-1 TNM3-8-15-2 - M3 8 6 0.75 15 100
TNM3-8-18-1 TNM3-8-18-2 TNM3-8-18-3 M3 8 6 0.75 18 100
TNM3-8-20-1 TNM3-8-20-2 - M3 8 6 0.75 20 100

- TNM3-8-25-2 TNM3-8-25-3 M3 8 6 0.75 25 100
TNM3-8-30-1 TNM3-8-30-2 TNM3-8-30-3 M3 8 6 0.75 30 100

- TNM3-8-40-2 TNM3-8-40-3 M3 8 6 0.75 40 100
TNM3-8-45-1 TNM3-8-45-2 TNM3-8-45-3 M3 8 6 0.75 45 100
TNM4-8-15-1 TNM4-8-15-2 - M4 8 6 1.05 15 100
TNM4-8-18-1 TNM4-8-18-2 TNM4-8-18-3 M4 8 6 1.05 18 100

- TNM4-8-20-2 TNM4-8-20-3 M4 8 6 1.05 20 100
TNM4-8-25-1 TNM4-8-25-2 TNM4-8-25-3 M4 8 6 1.05 25 100
TNM4-8-30-1 TNM4-8-30-2 TNM4-8-30-3 M4 8 6 1.05 30 100
TNM4-8-40-1 TNM4-8-40-2 TNM4-8-40-3 M4 8 6 1.05 40 100
TNM4-8-45-1 TNM4-8-45-2 TNM4-8-45-3 M4 8 6 1.05 45 100
TNM4-8-50-1 TNM4-8-50-2 TNM4-8-50-3 M4 8 6 1.05 50 100

TNM4-9.5-15-1 TNM4-9.5-15-2 - M4 9.5 10 1.05 15 100
- TNM4-9.5-18-2 TNM4-9.5-18-3 M4 9.5 10 1.05 18 100

TNM4-9.5-20-1 TNM4-9.5-20-2 - M4 9.5 10 1.05 20 100
TNM4-9.5-25-1 TNM4-9.5-25-2 TNM4-9.5-25-3 M4 9.5 10 1.05 25 100
TNM4-9.5-30-1 TNM4-9.5-30-2 TNM4-9.5-30-3 M4 9.5 10 1.05 30 100
TNM4-9.5-40-1 TNM4-9.5-40-2 TNM4-9.5-40-3 M4 9.5 10 1.05 40 100
TNM4-9.5-45-1 TNM4-9.5-45-2 TNM4-9.5-45-3 M4 9.5 10 1.05 45 100

- TNM4-9.5-50-2 TNM4-9.5-50-3 M4 9.5 10 1.05 50 100
TNM5-9.5-20-1 TNM5-9.5-20-2 TNM5-9.5-20-3 M5 9.5 10 1.2 20 100
TNM5-9.5-25-1 TNM5-9.5-25-2 TNM5-9.5-25-3 M5 9.5 10 1.2 25 100
TNM5-9.5-30-1 TNM5-9.5-30-2 TNM5-9.5-30-3 M5 9.5 10 1.2 30 100
TNM5-9.5-40-1 TNM5-9.5-40-2 TNM5-9.5-40-3 M5 9.5 10 1.2 40 100
TNM5-9.5-45-1 TNM5-9.5-45-2 TNM5-9.5-45-3 M5 9.5 10 1.2 45 100
TNM5-9.5-50-1 TNM5-9.5-50-2 TNM5-9.5-50-3 M5 9.5 10 1.2 50 100

TNM6-12.7-25-1 TNM6-12.7-25-2 - M6 12.7 12.7 1.5 25 100
TNM6-12.7-30-1 TNM6-12.7-30-2 TNM6-12.7-30-3 M6 12.7 12.7 1.5 30 100
TNM6-12.7-40-1 TNM6-12.7-40-2 TNM6-12.7-40-3 M6 12.7 12.7 1.5 40 100
TNM6-12.7-45-1 TNM6-12.7-45-2 TNM6-12.7-45-3 M6 12.7 12.7 1.5 45 100
TNM6-12.7-50-1 TNM6-12.7-50-2 TNM6-12.7-50-3 M6 12.7 12.7 1.5 50 100
TNM6-12.7-55-1 TNM6-12.7-55-2 - M6 12.7 12.7 1.5 55 100

THREADED AND NON-THREADED SPACERS


