label it right.

Recommended products for
networking components, wires & cables:

Rhino™ 4200 exclusive
one-touch ‘Hot Keys’
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Label it fast, label it once,
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Rhino™ 4200
Compact, time-saving labeling
tool for on-the-go pros.

Prints 6/9/12/19 mm widths

e Exclusive 'Hot Keys' automatically
size, space and format labels for
specific industrial applications

e Quick and comfortable text entry
on the computer-style keyboard
with country-specific layout

Code Description

Networking Components, Wires & Cables | done.

Rhino™ 5200
The portable labelling tool that saves
you time and money - with every job.

Prints 6/9/12/19 mm widths

e Exclusive ‘Hot Keys’ automatically
size, space and format labels for
specific industrial applications

e Prints Code 39 and Code 128
barcodes on 19 mm labels

Code Description

S0955950  Rhino™ 4200 QWERTY UK/IRL
S0955990  Rhino™ 4200 QWERTY IT/PT/ES/TR+NL
S0956000 Rhino™ 4200 QWERTY SE/DA/NO/FI
S0955960 Rhino™ 4200 AZERTY FR/BE

S0955970  Rhino™ 4200 QWERTZ DE/AT/CH
S0955980  Rhino™ 4200 QWERTY HUN/CZ/PL/SK

2014 | Labelling Solutions

S0841460 Rhino™ 5200 ABC ENG/NL/FR/DE
S0841470  Rhino™ 5200 ABC IT/PT/ES/TR
50841480 Rhino™ 5200 ABC SE/DA/NO/FI
S0841490  Rhino™ 5200 ABC HUN/CZ/PL/SK
S0841400  Rhino™ 5200 ABC KIT ENG/NL/FR/DE
S0841390  Rhino™ 5200 ABC KIT UK

S0841420  Rhino™ 5200 ABC KIT SE/DA/NO/FI
S0841410  Rhino™ 5200 ABC KIT IT/PT/ES/TR
S0841430  Rhino™ 5200 ABC KIT CZ/HU/PL/SK



Recommended label options

0. Permanent Polyester Labels Label Widths*
IN D Ideal for flat surfaces, with a polished finish Print labels in the following widths
LABELS that leaves your work looking professional.
Available in widths up to 24 mm*
A A A
6 mm 9 mm 12 mm 19 mm
N Flexible Nylon Labels
* Not all label mak int
IN D Labels conform and stick tightly to wires, e\%; Siieihngjvners o
LABELS cables, curved and textured surfaces.
Available in widths up to 24 mm* 24 mm
A A
P 33

O Indoor/QOutdoor Vinyl Labels

For general labelling in extreme conditions.

LABELS Ideal for both indoor and outdoor use. For high-end cable identification.

A 3:1 shrink ratio helps ensure a
secure fit on wires and cables. Print
directly on Heat-Shrink Tubes with
any DYMO Rhino™ labelling tool.

Available in widths up to 24 mm*
oo
A I

* Colour options vary by label width For full D1 and Industrial label overview, see pages 26-27

Rhino™ 6000
Feature-packed industrial labeler with
PC connection.

Prints 6/9/12/19/24 mm widths

e Meets all ANSI and TIA/EIA-606-B industry
labeling standards

e Exclusive, one-touch “Hot Keys” provide shortcuts
to format label text to patch panels, terminal and
110 blocks, wires, cables and more

Code Description

S0773770  Rhino™ 6000 ABC ENG/NL/FR/DE
S0773780  Rhino™ 6000 ABC UK

80773790  Rhino™ 6000 ABC SE/DA/NO/FI
S0773800 Rhino™ 6000 ABC IT/PT/ES/TR
S0773810  Rhino™ 6000 ABC CZ/HU/PL/SK
S0771930  Rhino™ 6000 ABC KIT ENG/NL/FR/DE
S0771940  Rhino™ 6000 ABC KIT UK

S0771950  Rhino™ 6000 ABC KIT SE/DA/NO/FI
S0771960 Rhino™ 6000 ABC KIT IT/PT/ES/TR
S0771970  Rhino™ 6000 ABC KIT CZ/HU/PL/SK

Manufacturer Templates
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Complete your work with
pride and professionalism.

Recommended products for
safety & facility maintenance:

Rhino™ 4200 exclusive
one-touch ‘Hot Keys’

Breaker/Module

Code 39/Code 128

Wire/Cable/Flag
S, Rotate/Align
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Rhino™ 4200
Compact, time-saving labeling
tool for on-the-go pros.

Prints 6/9/12/19 mm widths

e Exclusive 'Hot Keys' automatically
size, space and format labels for
specific industrial applications

e Quick and comfortable text entry
on the computer-style keyboard
with country-specific layout

Code Description

Safety & Facility Maintenance | done.

Rhino™ 5200
The portable labelling tool that saves
you time and money - with every job.

Prints 6/9/12/19 mm widths

e Exclusive ‘Hot Keys’ automatically
size, space and format labels for
specific industrial applications

e Prints Code 39 and Code 128
barcodes on 19 mm labels

Code Description

S0955950  Rhino™ 4200 QWERTY UK/IRL
S0955990  Rhino™ 4200 QWERTY IT/PT/ES/TR+NL
S0956000 Rhino™ 4200 QWERTY SE/DA/NO/FI
S0955960 Rhino™ 4200 AZERTY FR/BE

S0955970  Rhino™ 4200 QWERTZ DE/AT/CH
S0955980  Rhino™ 4200 QWERTY HUN/CZ/PL/SK
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S0841460 Rhino™ 5200 ABC ENG/NL/FR/DE
S0841470  Rhino™ 5200 ABC IT/PT/ES/TR
S0841480 Rhino™ 5200 ABC SE/DA/NO/FI
S0841490  Rhino™ 5200 ABC HUN/CZ/PL/SK
S0841400  Rhino™ 5200 ABC KIT ENG/NL/FR/DE
S0841390  Rhino™ 5200 ABC KIT UK

S0841420  Rhino™ 5200 ABC KIT SE/DA/NO/FI
S0841410  Rhino™ 5200 ABC KIT IT/PT/ES/TR
S0841430  Rhino™ 5200 ABC KIT CZ/HU/PL/SK



Recommended label options

O]
IND

LABELS

LABELS

Permanent Polyester Labels

Ideal for flat surfaces, with a polished finish
that leaves your work looking professional.

Available in widths up to 24 mm*

A A A

Indoor/Outdoor Vinyl Labels

For general labelling in extreme conditions.
Ideal for both indoor and outdoor use.

Available in widths up to 24 mm*

Label Widths*

Print labels in the following widths

6 mm

A ‘--

- A

* Colour options vary by label width

Rhino™ 6000
Feature-packed industrial labeler
with PC connection.

Prints 6/9/12/19/24 mm widths

e Meets all ANSI and TIA/EIA-606-B
industry labeling standards

e Exclusive, one-touch “Hot Keys” provide
shortcuts to format label text to patch
panels, terminal and 110 blocks, wires,
cables and more

Code Description

9 mm

24 mm

12 mm 19 mm

* Not all label makers print
every size shown

e

We have a broad assortment of
materials and colours that meet OSHA,
ANSI, and ISO standards.

To learn more visit: dymo.com

For full D1 and Industrial label overview, see pages 26-27

Rhino™ M1011
Create industrial-strength metal
embossed labels.

e Uses 12 mm Stainless Steel &
Aluminum labels

e Built-in hole and cable tie punches —
excellent for creating hang tags

e Rugged cast aluminum frame
withstands tough working conditions

Code Description

S0773770
S0773780
S0773790
S0773800
S0773810
S0771930
S0771940
S0771950
S0771960
S0771970

Rhino™ 6000 ABC ENG/NL/FR/DE
Rhino™ 6000 ABC UK

Rhino™ 6000 ABC SE/DA/NO/FI
Rhino™ 6000 ABC IT/PT/ES/TR
Rhino™ 6000 ABC CZ/HU/PL/SK
Rhino™ 6000 ABC KIT ENG/NL/FR/DE
Rhino™ 6000 ABC KIT UK

Rhino™ 6000 ABC KIT SE/DA/NO/FI
Rhino™ 6000 ABC KIT IT/PT/ES/TR
Rhino™ 6000 ABC KIT CZ/HU/PL/SK

S0720090 Rhino™ M1011

For heavy duty, extreme condition
labeling.
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