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Tools that work for you

Wiha Power Blade Nut Drivers - 100mm

o T

;)N Power Blade Inch Nut Drivers ()] Power Blade Metric Nut Drivers

High alloy CVM steel, hardened, hard chromed.  High alloy CVM steel, hardened, hard chromed.

tem () — —= % tem 1@ =— — &%

No. mm mm Inch Ibs. No. mm mm Inch Ibs.

76059 3/16 100 3.9 .12 76068 4.0 100 3.9 .12

76060 7/32 100 3.9 .14 76069 45 100 3.9 .12

76061 1/4 100 3.9 .14 76070 5.0 100 3.9 .12 =

76062 9/32 100 3.9 .14 76071 55 100 39 .14 .

76063 5/16 100 3.9 .14 76072 6.0 100 3.9 .14 O :

76064 11/32100 3.9 .15 76073 7.0 100 39 .14

76065 38 100 3.9 .15 76074 80 100 39 .14 B s pc. Precision Nut Driver Set -

76066 7/16 100 3.9 .15 76075 9.0 100 3.9 .14 Metric Blade CVM steel. Hard chrome finish.

76067 1/2 100 3.9 .18 76076 10.0 100 3.9 .14 Item No. Metric Nut Drivers: v e
76077 11.0 100 3.9 .15 26590 2.5, 3.0,3.5,4.0,4.5, Ibs. .48
76078 12.0 100 3.9 .18 5.0, 5.5, 6.0mm x 60mm
76080 13.0 100 39 .19 [EZXI2Y set 7 Pcs. Nut Driver Metric

Iltem No. 1.5, 1.8, 2.0, 2.5,
26592 3.0, 3.5, 4.0mm

L Mo

i vinis In canvas
O —i— storage
pouch
m Metric Nut Driver With Precision Handle Metric sizes.
Blade Chrome-Vanadium-Molybdenum steel. Hard chrome finished.
ltem QO = == —= —= iE= = 3 ==
No. mm mm Inch mm Inch mm mm Ibs. pkg. PILL:L] 8 Pc. Precision Nut Driver Set - Metric
26510 1.5 60 24 140 55 25 3.0 .03 10 Blade CVM steel. Hard chrome finished.
26515 1.8 60 2.4 140 55 2.9 3.5 .03 10 Item Metric Nut Drivers: <%
26520 2.0 60 2.4 140 5.5 3.2 4.0 .04 10 No. 2.5, 3.0,3.5,4.0,45,5.0, |Ibs..70
26525 2.5 60 2.4 155 6.1 4.0 4.0 .04 10 26598 5.5, 6.0mm x 60mm
26530 3.0 60 2.4 155 6.1 5.0 5.0 .05 10
26532 3.2 60 2.4 155 6.1 5.0 5.0 .05 10
26535 3.5 60 2.4 155 6.1 5.3 6.0 .05 10
26540 4.0 60 2.4 155 6.1 5.5 6.0 .05 10
26545 4.5 60 2.4 155 6.1 6.2 7.0 .05 10
26550 5.0 60 2.4 155 6.1 6.8 7.0 .05 10 O -
26555 55 60 2.4 170 6.7 7.6 8.0 .06 10 —
26560 6.0 60 2.4 170 6.7 8.2 9.0 .06 10 P11 :J M 8 Pc. Precision Nut Driver Set - Inch
26570 7.0 60 2.4 170 6.7 9.6 10.0 .06 10 Blade CVM steel. Hard chrome finished.
*Metric dimensions actual - Inch dimensions approximate Item No. %
26591 Inch Nut Drivers: Ibs. 47
O 3/32, 7/64, 1/8, 9/64, 5/32,
m Inch Nut Driver With Precision Handle Inch sizes. 3/16, 7/32, 1/4” x 2.4
Blade Chrome-Vanadium-Molybdenum steel. Hard chrome finished.
Item QO == == == —= = = 3 == In canvas
No. Inch mm  Inch mm  Inch Inch  Inch Ibs. pkg. storage
26523 3/32 60 24 155 6.1 16 .16 .04 10 pouch
26527 7/64 60 2.4 155 6.1 .20 .20 .05 10
26531 1/8 60 2.4 155 6.1 .20 .20 .05 10 ——
26536 9/64 60 24 155 61 21 24 .05 10 EZXT2 & Pc. Precision Nut Driver Set - Inch
26539 5/32 60 24 155 6.1 22 .24 .05 10 Blade CVM steel. Hard chrome finished.
26547 3/16 60 2.4 155 6.1 .25 .28 .05 10 Item Inch Nut Drivers: v ¥
26556 7/32 60 24 170 6.7 .30 .32 .06 10 No. 3/32, 7/64, 1/8, Ibs. .72

26563 1/4 60 24 170 6.7 .34 .36 .06 10 26599  9/64, 5/32, 3/16,
*Metric dimensions actual - Inch dimensions approximate 7/32,1/4” x 2.4”




