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10 Tools that work for you

Wiha TORX® SoftFinish® Screwdrivers

#36291

m TORX"® Screwdriver, With Wiha-SoftFinish® Handle
Round blade high alloy chrome-vanadium-molybdenum steel, hardened, hard chromed. 0

Wiha-Chromtop finish on tips. Wiha-SoftFinish® handle, multi-component, cushion grips.

Item Q —— == 1@ @ —= —= == = i Y3l 6 Piece TORX® SoftFinishe -

No. Sizez mm Inch mm Inch mm  Inch mm Inch Ibs. pkg. Cusion Grip Set Round blade high alloy
36264 T5 60 24 25 .098 164 6.5 23 91 .05 10 CVM steel, hardened, hard chromed. Wiha-
36266 T6 60 24 35 .139 164 6.5 23 91 .06 10 Chromtop finish on tips. Wiha-SoftFinish®
36268 T7 60 24 35 .139 164 6.5 23 91 .06 10 handle, multi-component.

36270 T8 60 24 3.5 .139 164 6.5 23 91 .06 10 Item 0 == O == | &%
36272 T9 60 24 40 .157 171 6.7 30 1.18 .10 10 No. Size mm Size mm Ibs.
36274 T10 80 3.1 40 .157 191 75 30 1.18 .11 10 36291 T6 60 T9 60 77
36276 T15 80 3.1 40 .157 191 75 30 1.18 .11 10 T7 60 T10 80

36278 T20 100 3.9 40 .157 211 8.3 36 142 .11 10 T8 60 T15 80

36280 T25 100 39 45 177 211 83 36 142 12 10 EZN set6 pes. Torx

36282 T27 115 4.5 55 .216 233 9.2 36 142 19 10 Item o — 0 —- | g
36284 T30 115 4.5 6.0 .236 233 9.2 36 142 20 10 No. Size mm Size mm | lbs.
36286 T40 130 5.1 7.0 275 254 100 41 1.61 .27 10 36201 T6 60 T15 80 .83
36288 T45 130 5.1 8.0 .315 254 10.0 41 161 .31 10 T8 60 T20 100

T10 80 T25 100

i !

Wiha Security TORX® Drivers

kLPLyM 12 Piece TORX® Set

m 8 Piece TORX Set ltem TORX": o
ltem  TORX': —— No. T5,T6, T7, T8, T9, | Ibs. _‘
No.  T6,78,T10,T15 | Ibs. 36267  T10, T15, T20, T25, | 2.03 -——'
36204 T20, 725,727,730 | 1.38 T27, T30, T40 -—‘
Wiha Security TORX® Screwdrivers @ _‘
Set 7 Pcs. Security TORX"
ltem Security TORX": v
No. T7s, T8s, T9s, T10s, Ibs.
[%x) 36208 T15s, T20s, T25s 95

m Security TORX® Screwdriver With Wiha-SoftFinish® Handle Round blade high alloy

chrome-vanadium-molybdenum steel, hardened, hard chromed. Wiha-Chromtop finish
on tips. Wiha-SoftFinish® handle, multi-component, cushion grips. | I
ltem (] —— = @ QP = —= + + P |
No. Size mm Inch mm Inch mm Inch mm Inch Ibs. pkg.
" \‘\

36269 T7s 60 24 35 .139 164 6.5 23 .91 .06 10
36271 T8s 60 24 35 .139 164 6.5 23 .9 .06 10
36273 T9s 60 24 40 .57 171 6.7 23 .9 .10 10
36275 T10s 80 3.1 40 .57 191 75 30 118 .11 10
36277 Ti5s 80 3.1 40 .57 191 75 30 1.18 .11 10

36279 T20s 100 3.9 40 .57 211 83 30 118 .11 10 m Set 10 Pcs. Security TORX®

36281 T25s 100 3.9 45 177 211 83 30 1.18 .11 10 ltem Security TORX": e
36283 T27s 115 45 55 216 233 9.2 36 142 .19 10 No. T7s, T8s, T9s, T10s, Ibs.
36285 T30s 115 4.5 6.0 .236 233 92 36 142 .20 10 36259 T15s, T20s, T25s, 1.5

36287 T40s 130 5.1 70 275 254 100 41 161 .28 10 T27s, T30s, T40s




