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I Application & Main Feature

Commercial Grade ( Mid Volatage (100 to 630V) )

Series
C1005 [EIA 0402]

I Dimensions

L 1.00mm +/-0.05mm
w 0.50mm +/-0.05mm
T 0.50mm +/-0.05mm
B 0.10mm Min.
G 0.30mm Min.

Temperature Characteristic
COG (-55 to 125 degC 0+/-30ppm/degC)

Rated Voltage
2A (100vdc)

Capacitance
680pF

Capacitance Tolerance
3 (+/-5%)

Q Factor
1000 Min.

Insulation Resistance
10Gohm Min

AEC-Q200
Not Applicable
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