
Corstat Reel Storage System
The Corstat Reel Storage System is a new flexible bench mount storage system 
for 7” and 15” component reels. Manufactured from Corstat Coated Corrugated 
fibreboard as standard, or Conductive fluted polypropylene plastic for clean 
room or heavy wear environments.

The storage system is available in single, double and triple module units and the 
division spacing can be 18mm or 32mm to suit the application.

The units are supplied fully assembled and configured to suit your exact 
requirements.

Treble Module

Single Module
Double Module
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Reel Rack Units Dimn. A Dimn.B Dimn. C Dimn. D Dimn. E No. of Cells
Rr. Ht. O/all Width Front Ht. O/all Length Cell Width

Reel Rack 7" - Single Unit - 18mm slots 200 240 93 186 18 11
Reel Rack 7" - Single Unit - 32mm slots 200 240 93 186 32 7

Reel Rack 7" - Double Unit - 18mm slots 200 240 93 573 18 22
Reel Rack 7" - Double Unit - 32mm slots 200 240 93 573 32 14

Reel Rack 7" - Triple Unit - 18mm slots 200 240 93 860 18 33
Reel Rack 7" - Triple Unit - 32mm slots 200 240 93 860 32 21

Reel Rack 15" - Single Unit - 18mm slots 200 385 93 186 18 11
Reel Rack 15" - Single Unit - 32mm slots 200 385 93 186 32 7

Reel Rack 15" - Double Unit - 18mm slots 200 385 93 573 18 22
Reel Rack 15" - Double Unit - 32mm slots 200 385 93 573 32 14

Reel Rack 15" - Triple Unit - 18mm slots 200 385 93 860 18 33
Reel Rack 15" - Triple Unit - 32mm slots 200 385 93 860 32 21

Note: bridge divider- 1 off per Double Rack, 2 off per Triple Rack

All dimensions in mm unless otherwise stated
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