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The Screwty® attachment is suitable for M12 round plug-
in connectors, with an outside dimension of the knurled

nut of 14.5 0.3 mm. The tightening torque is 0.8-1.2
Nm.

General ordering data

Type Screwty M12 KO o. SD

Order No. 1900100000

Version Tools, Cable gland tool for moulded M 12 lines
GTIN (EAN) 4032248409952

Qty. 1 pc(s).

Creation date July 2, 2018 11:36:44 AM CEST

Catalogue status 29.06.2018 / We reserve the right to make technical changes.


http://catalog.weidmueller.com/catalog/Start.do?localeId=en&ObjectID=1900100000

Data sheet

Screwty M12 KO o. SD

Technical data

Dimensions and weights
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Net weight 179

Classifications

ETIM 3.0 EC000174 ETIM 4.0 EC000174
ETIM 5.0 EC000174 ETIM 6.0 EC000149
eClass 6.2 21-04-01-90 eClass 7.1 21-04-01-90
eClass 8.1 21-04-01-90 eClass 9.0 21-04-01-90
eClass 9.1 21-01-90-90

Approvals

ROHS Conform

Downloads

Brochure/Catalogue

CAT 6 TOOLS 15/16 EN
CAT 8 SAI 15/16 EN
FL FIELDWIRING EN
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