A PROFESSIONAL SCREWDRIVERS & SETS

PROFESSIONAL STAR DRIVERS

e Comfortable non-slip molded grips.
e Chrome vanadium steel shafts with magnetic tips.
e US Patent D693201S1

ltem # Size Length IP MP

wW30810 T10 4" 12 120

wW30815 T15 4" 12 120

W30820 T20 4" 12 120

W30825 T25 4" 12 120

wW30827 T27 4" 12 120

W30830 T30 4" 12 120

5-PC STAR DRIVER SET )
Star WSOS;\

Item # IP MP PKG T10 T15 T20 T25 T27

W30899 6 12 CRD 4 & x z z

PROFESSIONAL NUT DRIVERS

e Ergonomic non-slip molded grips for
improved comfort and control.

e Chrome vanadium steel construction with
corrosion resistant chrome plating.

e Color coded for easy size identification.

e Hollow shafts.

ltem # Size Length IP MP PKG

W30920 3/16" 3" 6 48 TAB

W30921 7/32" 3" 6 48 TAB

W30922 1/4" 3" 6 48 TAB

W30923 5/16" g 6 48 TAB

W30924 11/32" 3" 6 48 TAB

W30925  3/8' 3 6 48 TAB E
W30926 7/16" 3" 6 48 TAB —
W30927 1/2" 3" 6 48 TAB (=]
W30905 5mm 3" 6 48 TAB -]
W30906 6mm 3" 6 48 TAB S
W30907 7mm 3" 6 48 TAB (=)
W30908 8mm g 6 48 TAB ~
W30909  9mm 3 6 48 TAB »
W30910 10mm Sk 6 48 TAB

W30911 11mm 3" 6 48 TAB

W30912 12mm S 6 48 TAB

8-PC NUT DRIVER SETS

e US Patent D693201S1

Item # IP MP PKG

W30900 SAE 6 24  CLM 3/16, 7/32, 1/4, 5/16, 11/32, 3/8, 7/16, 1/2" W30901

W30901 METRIC 6 24 CLM 5,6,7,8,9, 10, 11, 12mm
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