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Model# Type
2455 N (f)
4956 N (f)

N: Body: bronze-plated white brass; Center 
Contact: female: gold-plated beryllium copper; 
Dielectric: PTFE.

Impedance: 50Ω.

Rating: Maximum voltage for hands free use: 
1,000 Vrms*.

Type N Panel Mount Receptacle

2455

1.35in
(34.29mm)

Panel Cut-Out
for 2455

ø 0.125in
(3.18mm) 

ø 0.641in
(16.28mm)

 0.718in
(18.24mm)

4956

1.35in
(34.29mm)

Panel Cut-Out
for 4956

ø 0.125in
(3.18mm) 

ø 0.641in
(16.28mm)

 0.718in
(18.24mm)

0.35in
(88.90mm)

0.375in
(9.53mm)

Cut-Out for 3580 and 4388

0.417in
(10.59mm)

0.453in
(16.5mm)

Panel Cut-Out for 5219 

3580

1.16in
(29.46mm)

0.50in
(12.70mm)

5219

0.50in
(12.70mm)

1.16in
(29.46mm)

4388

0.60in
(15.24mm)

1.31in
(33.27mm)

Triaxial Female Bulkhead Receptacles Model# Lugs Max. Panel Thickness
3580 2 lug (f) 0.25in (6.35mm)
4388* 2 lug (f) 0.25in (6.35mm) 

5219 3 lug (f) 0.14in (3.56mm)

*Hermetically sealed leakage less than  
10-7 cc/sec tracer gas at one atmosphere.

Triaxial: Body/Fittings: tarnish resistant nickel-
plated brass; Center Contact: female: gold-plated 
beryllium copper; Outer Contact: gold-plated beryl-
lium copper; Dielectric: PTFE.

RF Coaxial Connectors, Adapters and Kits

23

3843

1.29in
(32.77mm)

1.28in 
(32.51mm)

Type N Adapters Model#  Type
3841 N (f/f)
3842 N (m/m)
3843 N (f/m) 
5089 N (f/f/f)
73044* N (m/f/m)
73045* N (f/f) Pressurized Bulkhead

N: Body: nickel plated or bronze-plated white 
brass; Center Contact: male: gold-plated brass, 
female: beryllium copper or phosphor bronze,  
gold-plated; Dielectric: PTFE.

Impedance: 50Ω.     

Rating: Maximum voltage for hands free use: 
1,000 Vrms*. 

*see data sheet on website for ratings
5089

1.28in 
(32.51mm)

1.77in
(44.96mm)

1.44in
(36.58mm)

3841

1.60in
(40.64mm)

3842

1.54in
(39.0mm)

73045*

1.67in
(42.5mm)

1.43in 
(36.4mm)

73044*

Type N Male 50Ω Connectors

N: Body: nickel-plated brass; Center Contact: gold-
plated brass; Dielectric: PTFE.

Impedance: 50Ω.     

Model# Type Cable Group RG   /U BNC Rating
73048 N (m) Right Angle 214, 225, 393 1000V
73049 N (m) Right Angle 55, 142, 223 1500V
73050 N (m) 58, 141 1500V

73051 N (m) 8, 213 1500V
73052 N (m) Semi-Rigid 402 1500V
73062 N (m) 8, 9, 144, 165, 213, 214, 

216, 225
1000V

73051

1.43in
(36.3mm)

73052

0.95in
(24.0mm)

73048

1.54in 
(39.1mm)

1.23in
(31.2mm)

73049

1.00in
(25.5mm)

1.08in 
(27.5mm)

73062

1.33in
(33.7mm)

73050

1.09in
(27.7mm)


