HSS TiN Coated Jobber Drill Sets

Number
Of Drills

19
25
51
4
21
29
13
7

13

Contents

1.0-10x 0.5mm
1.0-13x0.5mm
1.0-6x0.1mm
6.0-10x0.1mm
1/16 - 3/8 x 1/64"
1/16 - 1/2 x 1/64"
15-6.5"

1/16 - 1/4"
1.0-13x0.5

DIN 338/BS 328

High speed steel TiN coated jobber drill sets

Right hand cutting.

Price Each

Case Order Code 1+
Metal 147-2049 38.03
Metal 150-6403 61.67
Metal 105-8461 35.47
Metal 105-8462 70.00
Metal 105-8463 24.80
Metal 105-8464 52.00
Plastic 105-8465 4.80
Plastic 105-8466 4.60
Plastic 105-8467 4.80
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