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NOTES:
A 1. MATERIALS:
CIRCUIT (N/2) ‘\ 127 / CIRCUIT 1 SHIELD: DEEP DRAWN STEEL.
o1 HOUSING: GLASS FILLED POLYMER, COLOR: BLACK, UL 94V-0.
CONTACTS: COPPER ALLOY. OVERMOLDED WITH GLASS FILLED
165 POLYMER, COLOR: BLACK, UL 94V-O.
065 2. PLATING:
2 WA S GVER 127 MCROHETERS/S0 MCRONGHES MMM NEKEL 00
363 mmmw - I
a f OVER COPPER (Cu) UNDERPLATE OVERALL.
\Z TERMINALS: SELECTIVE GOLD (Au) IN CONTACT AREA; THICKNESS
0.38 MICROMETERS/15 MICROINCHES MINIMUM,
CIRCUIT (N/2)+1) SELECTIVE TIN (Sn) IN TAIL AREA; THICKNESS
CRCUIT (N} PLUG HOUSING 0.64 . 254 MICRQMETERS/'IOO MICROINCHES MINIMUM OVER
(QUANTITY 1 025 NICKEL (Ni) UNDERPLATE OVERALL.
3. OPTION 1 KIT PACKAGING: PLUG COMPONENTS ARE SHIPPED UNASSEMBLED.
PLUG SHIELD AND HOUSING TO BE BULK PACKAGED AND THE OVERMOLDED
STICKS WITH CARRIER TO BE PACKAGED IN POCKETED TRAYS (REFER TO
PK-75000-900).
4. REFER TO SHEET 2 FOR OPTION 2.
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CRCUIT (N/2) CRCUIT 1 NOTES:
1. OPTION 2 KIT PACKAGING: PLUG COMPONENTS ARE SHIPPED ASSEMBLED,

— PLUG ASSEMBLIES TO BE PACKAGED IN TUBES (REFER TO PK-75000-991.

2. REFER TO SHEET 1 FOR MATERIAL SPECIFICATIONS AND DIMENSIONAL DETALS.
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