HSS Step Drills

Suitable for sheet metal working up to
4mm thickness of material.

Drilling Range Overall Shank Length Of
(mm) Length (mm) Diameter Steps (mm)
(mm) Order Code
4-12 76 6 4 221-578
4-20 84 10 4 221-575
4-30 95 10 4 221-576
491003

Drilling Overall Shank Lenght Of Price Each

Range(mm) Length(mm) Diameter(mm) Steps(mm) Order Code 1+

4-12 76 6 4 147-2133 13.29

4-20 84 10 4 147-2131 20.30

4-30 95 10 4 147-2132 26.79



