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Copper Ring B

Cover A Copper Ring A
Housing—Pin :I_AI Seal Grip /NUT

Notes:
* @Important Dimensions To Check.
* Waterproof Rate: IP68
(Mated, by Applying O—ring and Potting Material)
* Male Pin: Copper Alloy, Gold Plated.
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FLKD—XXFGMS—XCP—2XX
2K—SERIES CABLE COLLET(CABLE OD)
CABLE oD D
CABLE CLAMP SET CABLE DIA RANGE °
KEY POINT
E TYPE CODE @ MAX MIN PIN CONFIGURATION@
15 6.7 6.5 SIZE(CONNECTOR)
| FLKD—XXFGMS—XCP—2XX 17 7.7 7.5
18 8.7 8.5
KEY POINT
D| CODE @ G A B C D
0 30° 45 60° 95°
| GRAPHIC
C
PIN CONFIGURATION (Solder Definition) (3
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@
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__[10PN 12 PIN 14 PN 16 PIN 18 PIN 19 PIN
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