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•	 Contact block for 22mm devices
•	 Normally closed configuration

RAS-CBNC
Specifications and dimensions

Features

Length 30mm

Width 13mm

Depth 24mm

Weight 0.014Kg

Rated thermal current Ith 10A

Rated insulation voltage Ui 500V

Operating force 8N

Operating force additional contacts 3N

Cable capacity 2 x 1.5mm2

Contact operation Slow action, positive opening

Related products

Normally open contact RAS-CBNO

NO contact for plastic boxes RAS-BCBNO

NC contact for plastic boxes RAS-BCBNC


