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DYNABOLT® ANCHORS

ANCHOR DETAILS

Anchor Thread Anchor Nominal Fixture Nominal Hole Quantity ~ Order No.  Order No. Order No.
Size Size Length Thickness Depth Per Box  Carbon Steel Stainless Steel Hot Dipped
(mm) (mm) (mm) (Plate) Galvanised
6 ws x5 o»m - - -
M4.5 38 8 34 100 DP06040  DP06040SS -
M4.5 57 27 34 100 DP06060  DP0B060SS -
8 M6 40 8 35 100 DP08040  DP08040SS -
M6 66 30 38 50 DP0B065  DP08065SS -
M6 92 56 38 50 DP08090  DP08090SS -
10 M8 41 8 38 50 DP10040 - DP10040GH
M8 49 10 44 50 DP10050  DP10050SS  DP10050GH
M8 76 35 44 50 DP10075  DP10075SS  DP10075GH
M8 103 62 44 25 DP10100  DP10100SS  DP10100GH
M8 124 84 44 25 DP10125 - -
12 M10 55 12 50 25 DP12060  DP12060SS  DP12060GH
M10 70 18 55 25 DP12070  DP12070SS  DP12070GH
M10 98 46 55 20 DP12100  DP12100SS  DP12100GH
M10 126 74 55 20 DP12125  DP12125SS  DP12125GH
16 M12 62 12 56 20 DP16065 - DP16065GH
M12 106 49 61 10 DP16110 - DP16110GH
M12 140 83 61 10 DP16140 - DP16140GH
20 M16 81 20 68 10 DP20080 - DP20080GH
M16 113 52 68 5 DP20115 - DP20115GH
M16 157 9% 68 5 DP20160 - -

— HEX HEAD ANCHOR DETAILS

6 M4.5 65 27 37 100 - - -
8 M6 45 8 38 100 DP08045H  DP0B045HSS -
M6 70 30 43 50 DP08070H  DPO8070HSS -
M6 95 56 43 50 DP0B09SH - -
10 M8 45 5 44 50 DP10045H  DP10045HSS -
M8 55 10 49 50 DP10055H - -
M8 60 16 48 50 - DP10060HSS -
M8 80 35 49 50 DP10080H  DP10080HSS -
M8 105 62 49 25 DP10105H  DP10105HSS -
12 M10 65 12 55 25 DP12065H - -
M10 75 18 60 25 DP12075H  DP12075HSS -
M10 105 46 60 25 DP12105H - -
16 M12 70 12 61 20 DP16070H - -
M12 110 49 66 10 DP16110H - -

FLAT HEAD ANCHOR DETAILS

6 M4.5 34 20 20 100 = = =
M4.5 60 28 34 100 DPO6060F  DPOB06OFSS -
M4.5 75 47 34 100 DP06075F  DPO6075FSS -
M4.5 100 69 34 100 DPO6100F - -
8 M6 60 25 38 100 DPO806OF - -
M6 85 21 38 50 DPOB08SF - -
10 M8 75 30 44 50 DPO10075F - -
M8 100 58 44 50 DP10100F - -
M8 125 85 44 25 DP10125F - -

*Available only as Standard Dynabolt. Note: Nominal Hole depth = Embedment depth + 1/2 bolt diameter
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DYNABOLT® ANCHORS

ROUND HEAD ANCHOR DETAILS

Anchor ~ Thread  Anchor Nom fixture ~ Nom Hole  Quantity Order No. Order No. Order No.
Size Size _ength Thickness Depth Per Box Carbon Steel Stainless Steel Hot Dipped
(mm) (mm) (mm) (Plate) Galvanised
6 M4.5 32 16 20 100 D6032R* -
M4.5 55 24 32 100 DPO6055R -
M4.5 75 43 34 100 DP06075R -
M4.5 95 65 34 100 DP06095R -
8 M6 60 20 38 50 DPOBOBOR -
m SETLOK' SUSPENSION ANCHOR DETAILS
e Anchor ~ Thread  Anchor Anchor Hole  Nom Hole lantity Order No. Order No. Order No.
Size Size Length (mm) @ (mm) Depth (mm) ' Box C/S (Plate)  S/S Hot Dip Gal
6 M4.5 26 6 30 500 D06026S - =
M4.5 38 6 4 100 D06038S - -

EYEBOLT ANCHOR DETAILS (Max Rec. Load 60kg)
8 M6 31 = 40 100 D08045X =

1 HOOKBOLT ANCHOR DETAILS (Max Rec. Load 60kg)
| m 8 M6 31 = 40 100 D08045K -
POST HEAD DETAILS
@ h 6 M4.5 - - - 100 - DR045SS
Round head 8 M6 - - - 100 DRO6 -

10 M8 - - - 100 DR08 -
6 M5 - - - 100 - DF0455S
Flathead 8 M6 - - - 100 RFM06 DF06SS
10 M8 - - - 100 RFM08 DF08SS
8 M6 - - - 100 REM06 -
Tie wire 10 M8 - - - 100 REMO08 -
12 M10 - - - 100 REM10 -

COMPONENT SET DETAILS

] p—

8 M6 - - 35mm 100 DC08040 - -
10 M8 - - 40mm 100 DC10050 - -
12 M10 - - 50mm 50 DC12060 - -

*Available only as Standard Dynabolt. Note: Nominal Hole depth = Embedment depth + 1/2
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