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Stick-On Feet/Buffers
SR 1593

Polyurethane

• Ideal as feet or as furniture door buffers

• Easy to apply

• Self-adhesive backing

• Suitable for most smooth and dry surfaces
Type

Part Number Dimensions (mm) Bumpers Per 
Pad

Std Pack
QtyBlack Clear Height (H) Base Diameter (W)

1 RBS-20BK - 2.5 10.2 242 5082
1 32426 494481 3.1 12.7 200 3000
1 32427 462164 5.7 12.7 200 3000
1 RBS-29BK RBS-29 6.4 19.8 98 2940
1 462171 462172 7.5 20.5 78 1000
1 494482 - 13.2 20.5 72 1000
2 - 462155 1.9 6.4 561 10000
2 - 462156 2.2 8.0 392 10000
2 RBS-7BK RBS-7 2.2 8.6 450 5400
2 461230 461232 3.1 10.0 288 3000
2 32430 32429 5.0 11.1 242 3000
2 32432 461234 9.5 19.0 98 1000
3 461236 461238 1.8 10.0 288 3000
3 RBS-5BK RBS-5 1.6 12.7 200 5000
3 461241 462169 1.9 19.0 98 3000
3 RBS-72BK RBS-72 2.5 31.5 32 2400
3 494483 494484 3.0 19.7 84 4000
3 RBS-34BK RBS-34 3.1 9.5 300 6000
3 RBS-24BK RBS-24 3.1 20.5 72 2520
3 32433 461235 3.5 7.5 288 3000
3 32435 32434 3.5 12.7 200 3000
3 462175 - 3.5 20.4 84 4000
3 462159 462160 4.0 10.0 242 10000
3 39864 494485 4.0 19.0 84 2600
3 - 462165 4.5 14.0 128 5000
3 RBS-35BK RBS-35 4.8 9.5 200 5000
3 RBS-41BK RBS-41 5.1 20.0 84 3360
3 462168 - 6.0 18.0 84 2000
3 43045 - 6.2 20.0 84 2000
3 RBS-6BK RBS-6 6.3 12.7 200 5000
3 RBS-11BK RBS-11 10.1 15.9 128 2560
4 462176 494486 10.1 22.3 72 1000
5 39862 - 4.0 16.5 - 2000
6 RBS-36BK RBS-36 4.7 25.4 55 2310
6 RBS-4BK RBS-4 9.7 19.8 100 5600
7 RBS-18BK RBS-18 3.5 12.7 200 2000
8 - RBS-33-SD 3.8 12.7 200 5000
9 RBS-40BK RBS-40 1.6 6.4 578 15028
9 RBS-27BK RBS-27 2.2 7.9 450 5400
9 RBS-12BK RBS-12 3.8 9.6 72 7200
9 RBS-22BK RBS-22 5.4 9.6 300 6000
9 RBS-2BK RBS-2 5.1 11.1 242 5082
9 RBS-15BK RBS-15 7.9 16.0 128 3200
9 RBS-8BK RBS-8 9.6 17.6 98 2254
9 RBS-37BK RBS-37 14.2 18.3 100 1500
9 RBS-39BK RBS-39 1.9 19.1 84 5040

10 RBS-30BK RBS-30 15.8 45.7 100 500

Type
Part Number Dimensions (mm) Bumpers Per 

Pad
Std Pack

QtyGrey White Height (H) Base Diameter (W)
1 461229 - 2.5 10.0 242 3000
1 - 32560 3.1 12.7 200 3000
1 462170 32428 7.5 20.5 78 1000
2 461231 3.1 10.0 288 3000
2 - 32431 8.0 16.0 128 1000
2 461233 - 9.5 19.0 98 1000
3 461237 - 1.8 10.0 288 3000
3 462173 - 3.0 19.7 84 4000
3 461240 461239 3.5 12.7 200 3000
4 32436 - 10.1 22.3 72 1000

Black & Clear

Grey & White
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SELF-ADHESIVE, SCREW-ON FEET & BUMPERS


