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 Features 

 

• Display-port to Display-port 

Cables 

• No loss of signal – delivering 

crystal clear digital images 

instantly 

• Up to 150m Maximum Length 

 

 

• Supports computer resolutions to 

32Gbps and 4K/120HZ  

• Wire: fibre (50/125um MMF)+7C 

copper wire OD:4.6- 4.8mm CL2 PVC 

Jacket 

• 24k Gold plated connectors     

 

 

Product Selector 

Length Part Number Length Part number 

2M HHOC-DP2 40M HHOC-DP40 

3M 

5M 

10M 

15M 

20M 

25M 

30M 

HHOC-DP3 

HHOC-DP5 

HHOC-DP10 

HHOC-DP15 

HHOC-DP20 

HHOC-DP25 

HHOC-DP30 

50M 

60M 

70M 

80M 

100M 

120M 

150M 

HHOC-DP50 

HHOC-DP60 

HHOC-DP70 

HHOC-DP80 

HHOC-DP100 

HHOC-DP120 

HHOC-DP150 

 

  

Displayport to Displayport Cable – 1.4 
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