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Technical Application Assistance

E-mail capacitortech@eaton.com

Data Sheets: www.eaton.com/electronics

Order samples on-line: https://tools.eatonelectronics.com/request-form

Family

Diameter x height

Voltage rating

Capacitance Value (40 x 107 µF = 400 F) 

Standard product

Dimensions-mm
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PCB Patterns:
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Snap-In Cylindrical Device

XB & XV family Farads D L H A
300 F 35 53.0 6 22.5
400 F 35 63.0 6 22.5

– 1. – 0.Tolerances

XB Family XV Family
Capacitance 300 F to 400 F 300 F to 400 F
Working Voltage 2.5 V 2.7 V
Surge Voltage 2.85 V 2.85 V
Capacitance

-10% to +10% -5% to +10%
Tolerance
Operating

-25 °C to +70 °C -40 °C to +65 °C
Temp Range

Specifications




