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10.1″ IPS HD Resolution Touchscreen  
Display for Raspberry Pi

Features
•  Full viewing angle TFT display
•  Multi-touch input PCAP touch screen
•  Pinch, Zoom, Rotate.
•  One single power supply for both screen & Pi
•  Easy Integration for panel or flush mount
•  HD- 1280 x 800 - WXGA Resolution
•  10.1″ Diagonal Full View Angle (IPS) TFT Display( 85/85/85/85)
•  Multi-finger Capacitive Touch
•  Connects direct to the Raspberry Pi Via the HDMI port
•  USB or I2C Touch Interface

Specifications
Dimension  : 255mm × 174mm × 9mm
View Area  : 218mm × 137mm
Brightness  : 450cdm (Typ.)
Resolution  : HD 1280 × 800 Pixels- WXGA
Power   : 0.5A @ 12V DC (6 Watts) (Exc. Pi)

Description 
Unleash the potential of the Raspberry Pi with our pre-assembled display kit, turning the Raspberry Pi into a complete system 
with a 10.1″ IPS HD resolution Projective Capacitive touch screen, PCAP Display System- WXGA.

Integration 
The Raspberry Pi is simply mounted onto the rear of the interface PCB using the supplied pillars and screws. The system can 
be either panel or flush mounted using our range of cases, covers and front bezels for easy integration to most applications.

Applications
The potential uses are limitless and encompass a very wide range of applications, e.g. industrial automation, medical devices, 
home technology, IoT products, communication on systems etc.
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Important Notice : This data sheet and its contents (the “Information”) belong to the members of the AVNET group of companies (the “Group”) or are licensed to it. No licence is granted for 
the use of it other than for information purposes in connection with the products to which it relates. No licence of any intellectual property rights is granted. The Information is subject to change 
without notice and replaces all data sheets previously supplied. The Information supplied is believed to be accurate but the Group assumes no responsibility for its accuracy or completeness, 
any error in or omission from it or for any use made of it. Users of this data sheet should check for themselves the Information and the suitability of the products for their purpose and not make 
any assumptions based on information included or omitted. Liability for loss or damage resulting from any reliance on the Information or use of it (including liability resulting from negligence or 
where the Group was aware of the possibility of such loss or damage arising) is excluded. This will not operate to limit or restrict the Group’s liability for death or personal injury resulting from its 
negligence. Multicomp Pro is the registered trademark of Premier Farnell Limited 2019.

Part Number Table

Description Part Number
10.1” Touchscreen Display, Raspberry Pi Touchscreen 10.1

Included in Kit as Standard
•  10.1″ Touch Screen Display & HDMI interface (pre-assembled)
•  HDMI to HDMI connector to Pi Interface
•  Micro USB to USB interface cable
•  Internal Power cable for Raspberry Pi
•  USB / I2C Touch Interface Cable
•  4×M2.5 Screws & Pillars to mount Raspberry Pi

Compatible with
Raspberry Pi- Compute Module

Raspberry Pi- Model A

Raspberry Pi- Model A+
Raspberry Pi 2

Raspberry Pi 3- Model B
Raspberry Pi 3- Model B+

Raspberry Pi 4
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