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Greater resistance to damage caused by ultraviolet light – 
indoor or outdoor use

Parallel-entry cable tie that threads like a belt (180° entry)

Wide tie body provides high tensile strength

Up to 50% lower head height than conventional 90° ties

Parallel-entry limits exposure to sharp edges and protects 

Outside teeth protect cable jacket and wire insulation

“Finger grip” shaped head with serrations assures positive 
grip while threading tie

Install by hand or use Panduit ® GTH-E installation tool

Flexible – easy to handle and install

Available in UV weather resistant colors for color 
coordination and UV stability

In-Line Cable Ties – Weather Resistant Nylon 6.6

Part Number Color

Length Width Thickness
Max.  

Bundle Dia.
Min. Loop 

Tensile Str.
Std.
Pkg.
Qty.

Std.
Ctn.
Qty.In. mm In. mm In. mm In. mm Lbs. N

Black Cable Ties
IT940-C0 UV Black 6.8 173 0.350 8.9 0.065 1.7 1.57 40

124 552 100 1000
IT965-C0 UV Black 10.1 257 0.350 8.9 0.065 1.7 2.56 65

IT9100-C0 UV Black 14.1 358 0.350 8.9 0.065 1.7 3.94 100

IT9115-C0 UV Black 15.3 389 0.350 8.9 0.065 1.7 4.53 115

Colored Cable Ties
IT9100-CUV2 UV Red 14.1 358 0.350 8.9 0.065 1.7 3.94 100

124 552 100 1000

IT9100-CUV4Y UV Yellow 14.1 358 0.350 8.9 0.065 1.7 3.94 100

IT9100-CUV6 UV Dark Blue 14.1 358 0.350 8.9 0.065 1.7 3.94 100

IT9100-CUV6A UV Light Blue 14.1 358 0.350 8.9 0.065 1.7 3.94 100

IT9100-CUV7A UV Purple 14.1 358 0.350 8.9 0.065 1.7 3.94 100

IT9100-CUV8 UV Gray 14.1 358 0.350 8.9 0.065 1.7 3.94 100

IT9100-CUV16B UV Magenta 14.1 358 0.350 8.9 0.065 1.7 3.94 100

IT9115-CUV2 UV Red 15.3 389 0.350 8.9 0.065 1.7 4.53 115

124 552 100 1000

IT9115-CUV2A UV Bright Red 15.3 389 0.350 8.9 0.065 1.7 4.53 115

IT9115-CUV3 UV Orange 15.3 389 0.350 8.9 0.065 1.7 4.53 115

IT9115-CUV4Y UV Yellow 15.3 389 0.350 8.9 0.065 1.7 4.53 115

IT9115-CUV4A UV Butterscotch 15.3 389 0.350 8.9 0.065 1.7 4.53 115

IT9115-CUV5A UV Green 15.3 389 0.350 8.9 0.065 1.7 4.53 115

IT9115-CUV5B UV Hunter Green 15.3 389 0.350 8.9 0.065 1.7 4.53 115

IT9115-CUV6 UV Dark Blue 15.3 389 0.350 8.9 0.065 1.7 4.53 115

IT9115-CUV6A UV Light Blue 15.3 389 0.350 8.9 0.065 1.7 4.53 115

IT9115-CUV6B UV Cobalt Blue 15.3 389 0.350 8.9 0.065 1.7 4.53 115

IT9115-CUV7A UV Purple 15.3 389 0.350 8.9 0.065 1.7 4.53 115

IT9115-CUV8 UV Gray 15.3 389 0.350 8.9 0.065 1.7 4.53 115

IT9115-CUV8A UV Charcoal Gray 15.3 389 0.350 8.9 0.065 1.7 4.53 115

IT9115-CUV11 UV Teal 15.3 389 0.350 8.9 0.065 1.7 4.53 115

IT9115-CUV16B UV Magenta 15.3 389 0.350 8.9 0.065 1.7 4.53 115

IT9115-CUV18 UV Tan 15.3 389 0.350 8.9 0.065 1.7 4.53 115


