
S l iml ine-White Body

V-TAC’s PRO Series LED floodlights are equipped with Samsung LED chips for a well-diffused, high-performance 
outdoor lighting encased in a diecast IP65 body for durability. Available in 10w to 300 watts, in a clean and ivory 
white finish. Select models come with a one (1) metre wire. 

• Diecast body  

• 100° beam angle 

• 30,000-hr lifespan 

• CRI: >80  

• PF: >0.9 

• AC:220-240V,50Hz 

•  IP65 Rating 

LED FLOODLIGHTS

IP65 
RATING
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LED FLOODLIGHTS18

*Suitable for 10-12 hours daily, usage of the product for 24 hours a day would void warranty www.v-tac.eu    |   www.vtacexports.com



VT-10-W
SKU: 427   |   3000K WARM WHITE

SKU: 428   |   4000K DAY WHITE

SKU: 429   |   6400K WHITE

10w   800  20 pcs
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VT-20-W
SKU: 442   |   3000K WARM WHITE

SKU: 443   |   4000K DAY WHITE

SKU: 444   |   6400K WHITE

20w   1600  20 pcs
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VT-30-W
SKU: 403   |   3000K WARM WHITE

SKU: 404   |   4000K DAY WHITE

SKU: 405   |   6400K WHITE

30w   2400  10 pcs
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VT-30-1-W
SKU: 950   |   6400K WHITE

30w   2400  10 pcs
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*Suitable for 10-12 hours daily, usage of the product for 24 hours a day would void warrantywww.v-tac.eu    |   www.vtacexports.com



VT-50-W
SKU: 409   |   3000K WARM WHITE

SKU: 410   |   4000K DAY WHITE

SKU: 411   |   6400K WHITE

50w   4000  8 pcs
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VT-50-1-W
SKU: 952   |   6400K WHITE

50w   4000  8 pcs
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VT-100-W
SKU: 415   |   3000K WARM WHITE

SKU: 416   |   4000K DAY WHITE

SKU: 417   |   6400K WHITE

100w   8000  4 pcs
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VT-150-W
SKU: 478   |   3000K WARM WHITE

SKU: 479   |   4000K DAY WHITE

SKU: 480   |   6400K WHITE

150w   12000  2 pcs
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*Suitable for 10-12 hours daily, usage of the product for 24 hours a day would void warranty www.v-tac.eu    |   www.vtacexports.com



VT-200-W
SKU: 420   |   4000K DAY WHITE

SKU: 421   |   6400K WHITE

200w   16000  2 pcs
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0

30

60

90

120

150
-/+180

-150

-120

-90

-60

-30

UNIT:cd
C0/180,107.0deg

UNIT:cd

C30/210,105.7deg

UNIT:cd

C60/240,105.4deg

UNIT:cd

C90/270,105.5degAVERAGE BEAM ANGLE(50%):105.9 DEG

0

1200

2400

3600

4800

6000

LUMINOUS INTENSITY DISTRIBUTION DIAGRAM

439mm 56mm

34
6m

m

METER WIRE1

VT-300-W
SKU: 486   |   4000K DAY WHITE

SKU: 487   |   6400K WHITE

300w   24000  2 pcs
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*Suitable for 10-12 hours daily, usage of the product for 24 hours a day would void warrantywww.v-tac.eu    |   www.vtacexports.com



S l iml ine-B lack Body

V-TAC’s PRO Series LED floodlights are equipped with Samsung LED chips for a well-diffused, high-performance 
outdoor lighting encased in a diecast IP65 body for durability. Available in 10w to 300 watts, in a classic, jet black 
finish. Select models come with a one (1) metre wire. 

• Diecast body  

• 100° beam angle 

• 30,000-hr lifespan

• CRI: >80  

• PF: >0.9 

• AC:220-240V,50Hz 

•  IP65 Rating 

LED FLOODLIGHTS

IP65 
RATING
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LED FLOODLIGHTS22

*Suitable for 10-12 hours daily, usage of the product for 24 hours a day would void warranty www.v-tac.eu    |   www.vtacexports.com



VT-10-1-B
SKU: 947   |   6400K WHITE

10w   800  20 pcs
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VT-20-1-B
SKU: 20012   |   4000K DAY WHITE

SKU: 948   |   6400K WHITE

20w   1600  20 pcs
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VT-30-1-B
SKU: 20013   |   4000K DAY WHITE

SKU: 949   |   6400K WHITE

30w   2400  10 pcs

WATTS LUMENS BOX QTY.
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VT-50-1-B
SKU: 20014   |   4000K DAY WHITE

SKU: 951   |   6400K WHITE

50w   4000  8 pcs
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*Suitable for 10-12 hours daily, usage of the product for 24 hours a day would void warrantywww.v-tac.eu    |   www.vtacexports.com



 

VT-10-B
SKU: 424   |   3000K WARM WHITE

SKU: 425   |   4000K DAY WHITE

SKU: 426   |   6400K WHITE

10w   800  20 pcs
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VT-20-B
SKU: 439   |   3000K WARM WHITE

SKU: 440   |   4000K DAY WHITE

SKU: 441   |   6400K WHITE

20w   1600  20 pcs
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VT-30-B
SKU: 400   |   3000K WARM WHITE

SKU: 401   |   4000K DAY WHITE

SKU: 402   |   6400K WHITE

30w   2400  10 pcs

WATTS LUMENS BOX QTY.
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VT-50-B
SKU: 406   |   3000K WARM WHITE

SKU: 407   |   4000K DAY WHITE

SKU: 408   |   6400K WHITE

50w   4000  8 pcs
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*Suitable for 10-12 hours daily, usage of the product for 24 hours a day would void warranty www.v-tac.eu    |   www.vtacexports.com



VT-100-B
SKU: 412   |   3000K WARM WHITE

SKU: 413   |   4000K DAY WHITE

SKU: 414   |   6400K WHITE

100w   8000  4 pcs
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VT-150-B
SKU: 475   |   3000K WARM WHITE

SKU: 476   |   4000K DAY WHITE

SKU: 477   |   6400K WHITE

150w   12000  2 pcs
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VT-200-B
SKU: 418   |   4000K DAY WHITE

SKU: 419   |   6400K WHITE

200w   16000  2 pcs
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VT-300-B
SKU: 422   |   4000K DAY WHITE

SKU: 423   |   6400K WHITE

300w   24000  2 pcs
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*Suitable for 10-12 hours daily, usage of the product for 24 hours a day would void warrantywww.v-tac.eu    |   www.vtacexports.com



S l iml ine-Grey Body

V-TAC’s PRO Series LED floodlights are equipped with Samsung LED chips for a well-diffused, high-performance 
outdoor lighting encased in a diecast IP65 body for durability. Available in 10w to 300 watts, in a modern, neutral 
grey finish. Select models come with a one (1) metre wire. 

• Diecast body  

• 100° beam angle 

• 30,000-hr lifespan

• CRI: >80  

• PF: >0.9 

• AC:220-240V,50Hz 

•  IP65 Rating 

LED FLOODLIGHTS

IP65 
RATING
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LED FLOODLIGHTS26

*Suitable for 10-12 hours daily, usage of the product for 24 hours a day would void warranty www.v-tac.eu    |   www.vtacexports.com



VT-10-G
SKU: 430   |   3000K WARM WHITE

SKU: 431   |   4000K DAY WHITE

SKU: 432   |   6400K WHITE

10w   800  20 pcs
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VT-20-G
SKU: 445   |   3000K WARM WHITE

SKU: 446   |   4000K DAY WHITE

SKU: 447   |   6400K WHITE

20w   1600  20 pcs
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VT-30-G
SKU: 454   |   3000K WARM WHITE

SKU: 455   |   4000K DAY WHITE

SKU: 456   |   6400K WHITE

30w   2400  10 pcs
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VT-50-G
SKU: 463   |   3000K WARM WHITE

SKU: 464   |   4000K DAY WHITE

SKU: 465   |   6400K WHITE

50w   4000  8 pcs
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*Suitable for 10-12 hours daily, usage of the product for 24 hours a day would void warrantywww.v-tac.eu    |   www.vtacexports.com



VT-100-G
SKU: 472   |   3000K WARM WHITE

SKU: 473   |   4000K DAY WHITE

SKU: 474   |   6400K WHITE

100w   8000  4 pcs
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VT-150-G
SKU: 481   |   3000K WARM WHITE

SKU: 482   |   4000K DAY WHITE

SKU: 483   |   6400K WHITE

150w   12000  2 pcs
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VT-200-G
SKU: 484   |   4000K DAY WHITE

SKU: 485   |   6400K WHITE

200w   16000  2 pcs
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VT-300-G
SKU: 488   |   4000K DAY WHITE

SKU: 489   |   6400K WHITE

300w   24000  2 pcs
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