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DESIGN KIT
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Cable Connectors

All products 
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606 110 021 115 01
THT

Right Angle Jack

Center contact: Ø 0.96 mm

606 110 021 115 02
THT

Right Angle Jack

Center contact: Ø 0.96 mm

606 111 021 113 03
SMT

Right Angle Jack

Center contact: Ø 0.96 mm

606 122 021 113 07
SMT

End launch Jack

Center contact: Ø 0.96 mm

606 124 321 115 12
Panel (Front Mount)

Bulkhead Jack

Center contact: Ø 1.45 mm

606 130 031 215 01
THT

Right Angle Plug

Center contact: Ø 0.96 mm

606 460 312 103 20
RG174, 316, 188A

Straight Plug

Ferrule Hex: .128"

606 460 312 106 20
RG316 DB

Straight Plug

Ferrule Hex: .151"

606 490 312 108 20
Hand Formable RG405 (.085)

Straight Plug

Solder

606 460 312 104 20
RG178, 196

Straight Plug

Ferrule Hex: .128"

606 122 021 113 09
SMT

End launch Jack

Center contact: Ø 0.5 mm

606 264 211 104 20
RG178, 196

Bulkhead Jack

Ferrule Hex: .128"

606 264 211 103 20
RG174, 316, 188A

Bulkhead Jack

Ferrule Hex: .128"

606 264 211 106 20
RG316 DB

Bulkhead Jack

Ferrule Hex: .151"

606 294 211 108 20
Hand Formable RG405 (.085)

Bulkhead Jack

Solder

606 360 312 104 20
RG178, 196

Right Angle Plug

Ferrule Hex: .128"

606 360 312 103 20
RG174, 316, 188A

Right Angle Plug

Ferrule Hex: .128"

606 360 312 106 20
RG316 DB

Right Angle Plug

Ferrule Hex: .128"

606 390 312 108 20
Hand Formable RG405 (.085)

Right Angle Plug

Solder

606 122 021 115 10
PCB 1.1 mm

End launch Jack

Center contact: Ø 0.48 mm

606 260 211 104 20
RG178, 196

Straight Jack

Ferrule Hex: .128"

606 260 211 103 20
RG174, 316, 188A

Straight Jack

Ferrule Hex: .128"

606 260 211 106 20
RG316 DB

Straight Jack

Ferrule Hex: .151"

606 290 211 108 20
Hand Formable RG405 (.085)

Straight Jack

Solder

606 122 021 115 11
PCB 1.6 mm

End launch Jack

Center contact: Ø 0.48 mm

606 140 031 215 04
THT

Straight Plug

Center contact: Ø 0.96 mm

606 120 021 115 04
THT

Straight Jack

Center contact: Ø 0.96 mm

606 120 021 115 05
THT

Straight Jack

Center contact: Ø 0.96 mm

606 121 021 114 06
SMT

Straight Jack

Center contact: Ø 0.96 mm

606 122 021 113 08
SMT

End launch Jack

Center contact: Ø 0.96 mm

606 127 021 115 13
Panel (Press In)

Straight Jack

Center contact: Ø 1.2 mm


