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ALUMINUM IP68 NEMA/UL TYPE 4,4X, 6, 6P, 12, 13 
DIE CAST ENCLOSURES 

 

 Product Data Chart 
 

Natural Finish 
Catalog No. 

Black Finish 
Catalog No. 

Size 
L x W x D 

Weight 
lb. 

AN-1300-A AN-1300-AB 3.54 1.42 1.18 0.31 
AN-1301-A AN-1301-AB 2.52 2.28 1.38 0.31 
AN-1302-A AN-1302-AB 4.53 2.56 1.18 0.50 
AN-1303-A AN-1303-AB 4.53 2.56 2.17 0.75 
AN-1304-A AN-1304-AB 4.53 3.54 2.17 0.88 
AN-1305-A AN-1305-AB 5.83 4.25 2.95 1.50 
AN-1306-A AN-1306-AB 6.73 4.76 2.17 1.50 
AN-1307-A AN-1307-AB 8.75 5.75 2.17 3.06 
AN-1308-A AN-1308-AB 8.75 5.75 3.25 4.38 
AN-1309-A AN-1309-AB 4.75 4.75 4.00 1.88 
AN-1310-A AN-1310-AB 6.25 6.25 4.00 2.19 
AN-1311-A AN-1311-AB 1.95 1.77 1.12 0.16 
AN-1312-A AN-1312-AB 3.85 2.52 1.35 0.43 
AN-1313-A AN-1313-AB 4.90 3.14 1.59 0.78 
AN-1314-A AN-1314-AB 4.90 3.14 2.26 0.94 
AN-1315-A AN-1315-AB 5.91 2.52 1.45 0.78 
AN-1316-A AN-1316-AB 6.29 3.93 2.37 1.43 
AN-1317-A AN-1317-AB 6.29 3.93 3.19 1.71 
AN-1318-A AN-1318-AB 2.19 1.61 1.22 0.12 
AN-1319-A AN-1319-AB 3.13 2.93 2.05 0.50 
AN-1320-A AN-1320-AB 4.04 2.07 1.00 0.21 
AN-1321-A AN-1321-AB 6.89 3.15 2.36 1.02 
AN-1322-A AN-1322-AB 7.87 4.72 2.95 1.70 
AN-1323-A AN-1323-AB 10.24 6.30 3.56 3.43 

 
 Priced, sold and packaged in quantities of one 
 Contact the factory for modifications 
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Tradename 
 AN-A Series IP68

Benefits and Features 

 Pre molded continuous Silicon gasket with outstanding performance.
 Rugged #ADC-12 alloy die cast aluminum box
  Available NEMA/UL 6 (natural finish) & 6P (recommended powder coated Black for 

extra corrosion protection)
 UL Test results exceeded the requirements in respect to IEC60529 IP68 conditions (UL 

Type 6P tested under 6’ of water for 24 hours)
 Type 4,4X,6,6P,12,13 as listed under UL file #E194432
 Cover attaches with stainless screws torqued at 12 in-lb.
 Easily machined and modified to your particular requirements
 Offers EMC protection

 

Accessories 

 Aluminum internal panels ANX-91xxx series
 IP67 Cable glands IPG series
 IP67 Round vents – IPV-67xxx series
 IP65 Rectangular vents – IPV-65xxx series

 

 


