SiHF-J Multicore Silicon Cable multicomp@

RoHS
P - Compliant

Application

This cable is used for connection of electrical appliances without mechanical stress at increased environmental temperatures,
for example in steelworks, but also at low temperatures. Insulation and sheath are resistant to most oils, acids, lyes and
oxidants. For indoor and outdoor use.

Characteristics

Nominal Voltage Uo/U : up to Tmm?: 300/500V
Over 1mm?: 450/750V
Temperature Range :-60°C to +180°C
Test Voltage 1 2kV
Minimum Bending Radius : Fixed : 3 x overall diameter
Flexing: 4 x overall diameter
Core Identification : 3 Cores: Green/Yellow, Blue, Brown

4 Cores: Green/Yellow, Brown, Black, Grey

5 Cores: Green/Yellow, Blue, Brown, Black, Grey

More than 5 cores: Black numbered + Green/Yellow
Sheath Colour : Red

Cable Standards
BS EN 60228 (previously 6360), BS EN 60332-1-2, BS EN 60754-1, BS EN 60754-2

Construction

Conductor : Class 5 Fine Stranded Tinned Copper
Insulation : Silicone Rubber
Sheath : Silicone Rubber
Dimensions
No. of Nom_inal Cross Nom_inal Outer Norr_linal
Part Number Cores Sectlonai Area Diameter Weight
mm mm kg/km
PP002638 2 0.75 6.2 42
PP002639 2 1 6.5 54
PP002640 2 1.5 71 65
PP002641 3 0.75 6.8 66
PP002642 3 1 7.4 78
PP002643 3 1.5 8 98
PP002644 3 2.5 9.7 152
PP002645 4 0.75 7.8 84
PP002646 4 1 8 95

Newark.com/multicomp-pro °
Farnell.com/multicomp-pro It
Element14.com/multicomp-pro mu Icomp PRO

Page <1> 06/04/20 V1.0



https://www.newark.com/multicomp-pro
https://www.farnell.com/multicomp-pro
https://element14.com/multicomp-pro

SiHF=J Multicore Silicon Cable

multicompero

No. of Nominal Cross Nominal Outer Nominal
Part Number ) Sectional Area Diameter Weight
Cores 2
mm mm kg/km
PP002647 4 1.5 8.8 122
PP002648 5 0.75 8.5 101
PP002649 5 1 8.8 116
PP002650 5 1.5 9.6 148
PP002651 7 0.75 9.6 158
PP002652 7 1.5 10.9 232

Note: Supplied in 100 meter reels or continuous length in 1 meter multiples.

Part Number Table

Description Cable Length Part Number
Cable, SiHF-J, 2 Core, 0.75mm? PP002638
Cable, SiHF-J, 2 Core 1mm? PP002639
Cable, SiHF-J, 2 Core 1.5mm? PP002640
Cable, SiHF-J, 3 Core, 0.75mm? PP002641
Cable, SiHF-J, 3 Core, 1Tmm? PP002642
Cable, SiHF-J, 3 Core, 1.5mm?2 PP002643
Cable, SiHF-J, 3 Core, 2.5mm? PP002644
Cable, SiHF-J, 4 Core, 0.75mm?2 | 100m or per metre PP002645
Cable, SiHF-J, 4 Core, 1mm? PP002646
Cable, SiHF-J, 4 Core, 1.5mm? PP002647
Cable, SiHF-J, 5 Core, 0.75mm? PP002648
Cable, SiHF-J, 5 Core, 1mm? PP002649
Cable, SiHF-J, 5 Core, 1.5mm? PP002650
Cable, SiHF-J, 7 Core, 0.75mm? PP002651
Cable, SiHF-J, 7 Core, 1.5mm? PP002652

Important Notice : This data sheet and its contents (the “Information”) belong to the members of the AVNET group of companies (the “Group”) or are licensed to it. No licence is granted for
the use of it other than for information purposes in connection with the products to which it relates. No licence of any intellectual property rights is granted. The Information is subject to change
without notice and replaces all data sheets previously supplied. The Information supplied is believed to be accurate but the Group assumes no responsibility for its accuracy or completeness,
any error in or omission from it or for any use made of it. Users of this data sheet should check for themselves the Information and the suitability of the products for their purpose and not make
any assumptions based on information included or omitted. Liability for loss or damage resulting from any reliance on the Information or use of it (including liability resulting from negligence or
where the Group was aware of the possibility of such loss or damage arising) is excluded. This will not operate to limit or restrict the Group’s liability for death or personal injury resulting from its

negligence. Multicomp Pro is the registered trademark of Premier Farnell Limited 2019.
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