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Size: 50mm sq x 10mm I
Airflow: 10,8 — 17,4 m%/hr
Noise: 23 - 35 dBA 40.0 0.2
Weight: 2049 t
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Lead Wires: AWG 26, Red/Black/UL1061 100=0=2] | 50.0
Impeller and
Venturi: UL94V-0 Reinforced plastic 4 —-04.3 C4-04.3
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Model Voltage Range Power | Current | Speed | Noise | Pressure Airflow
() () (W) (mA) | (RPM) | (dBA) | (mm H*0) | m%hr |(CFM)
2004KL-01W-B30-L00 5 4,5-6,0 0,70 140 3500 23,0 1,63 10,8 6,30
B40-L00 5 4,5-6,0 1,05 210 4500 28,5 2,65 13,8 8,11
B50-L00 5 4,5-6,0 1,75 350 5500 | 35,0 3,57 17,4 | 10,20
2004KL-04W-B30-L00 12 10,2-13,8 0,78 65 3500 23,0 1,63 10,8 6,30
B40-L00 12 10,2-13,9 1,02 85 4500 28,5 2,65 13,8 8,11
B50-L00 12 10,2-13,8 1,68 140 5500 35,0 3,57 17,4 10,20
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The information contained in this data sheet represents typical performance of the product, and is subject to change without notice. Product performance may be
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varied or enhanced to meet individual requirements. For further information please contact your local sales office

NMB Minebea Sarl,

NMB Italy Srl

5 Av. Des Bosquets, 9550 Baillet en France, France Tel (33)1-34083939 Fax (33)1-34083930
Via A Grandi 39/41, 20017 Mazzo di Rho, Milan Italy Tel (39) 2-939711 Fax (39) 2-93901154
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Brushless DC Axial FanMotors
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