MCFY Series

Ceramic Disc Capacitors

mult?comp

Features:

e Large capacitance in small size.
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Dimensions : Millimetres

Specifications:

Capacitance Range

6300pF to 220000pF.

Capacitance Tolerance

+80% to -20%.

Operating Temperature Range

-25°C to 85°C.

Rated Working Voltage

50V.

Dissipation Factor (tan 6): Y5V (50V)

tan 6 < 5%.

Insulation Resistance (IR) at 25°C

1000 MQ Minimum or 20 MQ/uF.

Dielectric Strength

2 times the rated WVDC.

Testing Parameters

1KHz £20%, 0.1 Vg Maximum

Capacitance Chart:

Low lost at wide range of frequency.
e Cost saving by placing film capacitors.

e Capacitance has linear temperature coefficient.

e Stable capacitance change over specified temperature

Rated Capacitance Maximum Dimension
Temperature Part
L . Voltage
Characteristics Diameter Range
(V) Tolerance D T F
(PF)
MCFY 5 u 22,000 ~ 39,000 . 5.2 20 500
(Y5V)+22% to -82% 6 (50) 47,000 ~ 1,00,000 6.2 ' '
Dimensions : Millimetres
Q
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Part Number Explanation'

Lead Configuration

Code - Bulk and Taping
Package

MCFY 103 Z 5
Temperature Rated Part Capacitance  Tolerance
Characteristics Voltage Diameter Code Code
Code
Temperature Characteristics Code:
MCFY
T.C. (PPM/°C) or Capacitance
Change (%) +22% to -82%
Rated Voltage:
u
Voltage 50V
Part Diameter:
Code Diameter
(mm)
5 5
6 6
Capacitance Code:
Capacitance
Code (NF)
103 10
223 22
473 47
104 100
Tolerance Code:
Code Tolerance
z +80% to -20%
Lead Configuration Code - Bulk and Taping Package:

Configuration and Dimension

Bulk Lead Code | Taping Lead Code i
Kinked/Straight Lead Space | Minimum Lead Length Remarks
(F) (L)
5 - Straight 25 25 -
6 Gorl Straight 5.0 25 GL==A|;”6”;|°'
Dimensions : Millimetres
()
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Part Number Table:

Description Part Number
Capacitor, 10NF 50V MCFYU510325
Capacitor, 22NF 50V MCFYU522326
Capacitor, 47NF 50V MCFYU647326
Capacitor, 100NF 50V MCFYU6104Z6
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Notes:

International Sales Offices:

Tel No:

Tel No:

Tel No:

Tel No:

Tel No:

Fax No:

Tel No:
Fax No:

Fax No:

Fax No:

Fax No:

Fax No:

++ 612 9645 8888
++ 6129644 7898

++ 43 662 2180 680
++ 43 662 2180 670

++ 3234752810
++ 32 3227 3648

++ 55 11 4066 9400
++ 55 11 4066 9410

++86 10 6238 5152
++86 10 6238 5022

++ 45 44 53 66 44
++ 45 44 53 66 06

++ 358 9 560 7780
++ 358 9 345 5411
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Tel No:

Fax No:

Tel No:

Fax No:

Tel No:

Fax No:

Tel No:

Fax No:

Tel No:
Fax No:

Tel No:
Fax No:

Tel No:
Fax No:

++ 358 9 560 7780
++ 358 9 345 5411

++ 33 474 68 99 99
++ 33 474 68 99 90

++ 4989 613939 39

++4989613 59 01

++ 852 2268 9888
++ 852 2268 9899

++ 353 1 830 9277
++ 353 18309016

++ 39 02 93 995 200
++ 39 02 93 995 300

++ 60 3 7873 8000
++ 60 3 7873 7000

Tel No:

Tel No:

Tel No:

Tel No:

G
o
Tel No:
Fax No:

Tel No:
Fax No:

Tel No:
Fax No:

Fax No:

Fax No:

Fax No:

Fax No:

++ 31302417373
++ 31302417333

++ 64 9 357 0646
++ 64 9 357 0656

++ 45 44 53 66 66
++ 45 44 53 66 02

++ 34 93 475 8804
++ 34 93 474 5288

++ 65 6788 0200
++ 65 6788 0300

++ 34 93 475 8805
++ 34 93 474 5107

++ 46 8 730 50 00
++ 46 8 83 52 62

Tel No:
Fax No:

Tel No:
Fax No:

++411204 6464
++411204 6454

++ 44 8701 200 200
++ 44 8701 200 201

++ 44 8450 510 150

++ 44 8450 510 130

++ 44 8701 202 530
++ 44 8701 202 531

n s o

Tel No:  ++ 44 8701 200 208
Fax No: ++ 44 8701200 209

For enquiries from all other markets

http://www.farnellinone.com
http://www.buckhickmaninone.com

http://www.cpc.co.uk

Disclaimer This data sheet and its contents (the "Information") belong to the Premier Farnell Group (the "Group") or are licensed to it. No licence is granted for the use of it other than for information purposes
in connection with the products to which it relates. No licence of any intellectual property rights is granted. The Information is subject to change without notice and replaces all data sheets previously supplied.
The Information supplied is believed to be accurate but the Group assumes no responsibility for its accuracy or completeness, any error in or omission from it or for any use made of it. Users of this data
sheet should check for themselves the Information and the suitability of the products for their purpose and not make any assumptions based on information included or omitted. Liability for loss or damage
resulting from any reliance on the Information or use of it (including liability resulting from negligence or where the Group was aware of the possibility of such loss or damage arising) is excluded.
This will not operate to limit or restrict the Group's liability for death or personal injury resulting from its negligence. Multicomp is the registered trademark of the Group. © Premier Farnell plc 2004.
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