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f Ident. Plugs 2 P + @ —
colour IEC/EN 60 309 % EAN No.
Amp | Volt Hz +h | PartNo. 9] | 4015609...
4 { mondo angled plugs, back part RAL 7035 light grey
P44
230 50/60 KA 216306 10 012770
16 110 5060 4 216304 012763
400 50/60 IEl 216309 106 | 012787
230 50/60 Il 216 306 RW| 173693
RW = clear white, RAL 9010
230 50/60 IEN 216 306 PW| 130764
PW =pearl white, RAL 1013
230 50/60 KA 236306 10 014057
32 110 5060 4 236304 014040
400 50/60 Il 236309 214 | 014071
230 5060 N 236306RW 173716
RW =clear white, RAL 9010
/ ( 230 50/50 A 236306 PW T B e B B 173709
N PW =pearl white, RAL 1013 A % |503| 0 | &7 815
32A 15| 72 | 9% [458 | 11/22
1) gland entry
P67
230 5060 M 219 30(9k 10 013098
16 110 5060 4 219304 013074
400 50/60 El 219309 133 | 013111
u
230 50/60 KB 239306 . ‘ 10 014286
32 110 5060 4 239304 n EF% 014279
400 50/60 IEl 239309 ‘ : 242 | 014293
, | |
| 1
m d i
|
Eit I8
230 50/60 Kl 269306 — \ 5 015016
63 110 5060 4 269304 ~Pg~ 015009
400 50/60 Il 269309 501 015023
[
125 230 50/60 Il 279306 2 015207
110 50/60 4 279304 — 015191
pere [ d | m u | Pg
\ 400 5060 M 279309 on Tl no 5 = T1as] 1185 | 160556
- 32A | 156|135 | 46| % | 21
63A 243 | 195 | 67 | 110 | 3B
125A 315 | 258 |755| 130 | 48
Other frequencies and voltages up to 690 V on request 2/125
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P Ex plugs and sockets
Ident. for use in A 2P+ @
colour IEC/EN 60 309 <> EAN No.
Amp | Vot | Hz | +h | PartNo. Zone 11 9] | 4015609...
(Y} wall socket outlets with double interlocking, switch 2pol.
IP67
¢ ® zlnggout
230 5060 M 5314316 b ; | 040223
16 110 5060 4 5314314 < L 040216
400 5060 M 5314319 R | 845 | 166381
|
|
‘ / 3
230 5060 HEM 5314336 S 040247
32 110 5060 4 5314334 ] 040230
400 5060 [JEM 5314339 : — 1066 | 040254
Ampere | a b c d e f n v | Pg
16 A 127 78 | 45| 166| 97 |132(185] 7 16
32 A 154 94 | 451193 133|154 [215] 7 21
(1)
IP67 . UAW
230 5060 M 219306 ’—IJ l 013098
16 110 5060 4 219304 | 013074
400 5060 [EM 219309 1 133 | 013111
|
i
230 5060 M 239306 = 014286
32 110 5060 4 239304 014279
400 s0/60 [EM 239309 : 242 | 014293
Ampere d m n u Pg
16 A 126 110 37 | 72 [13,5
32 A 156| 135| 46 | 96 | 21
P Ex Schuko plugs and sockets 5
\dent. for use in A 2P+
colour DIN 49 440 = | EANNo.
amp | Vo | vz |“en| Pano. | ZONE 11 9] | 4015609...
1] Schuko socket outlet with interlocking
IP67
3o
16 230~ - - 10009 003518
625
Ampeére | a b c d e t n v | Pg
16 A 173 75 [ 55| 188 92 | 120|174 | 7 16
(1) Schuko plug
P67 ,
=0 e
T
n
L]
16 230~ - - 10035 176038
134
Ampere | d | @e| n | Op | Qu
16 A 130| 43 | 40 | 19 | 67
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