
READY TO SOLDER!

*Promotional period from

NOW: 
244,90 €*

Order quickly, 
save money and 
solder professionally!

Ersa i-CON PICO Kit 
Now for limited time 
at the best price!

SAVE 
13 %! 

Small dimensions, 
great performance

Intuitive 2-button 
operating concept

Energy saving 
standby mode

Three energy 
levels

With ultralight
i-TOOL PICO

 80 watts
 nominal power, 

max. 
150 watts

Parameter 
setup via  

Software & 
MicroSD

Continous 
temperature 
adjustment 
150–450 °C

Footprint only 
145 x 80 mm

i-CON NANO Kit 0IC1200AP1 includes:

Article number Description Quantity

0IC1200A Soldering station Ersa i-CON NANO /230V 1
0TR01/SB Tip-Reactivator, lead-free 1
0102PDLF07/SB ERSADUR soldering tip, lead-free, 0,7 mm 1
0102CDLF32/SB ERSADUR soldering tip, lead-free, 3,2 mm 1
0102ADLF20/SB ERSADUR soldering tip, lead-free, 2,0 mm 1
3ZT00165 Tweezer 1
4IFFLEXSOL903T INTERFLUX® solder wire 1

i-CON NANO video

READY TO SOLDER!

*Aktionszeitraum von

JETZT: 
244,90€*

Schnell bestellen, 
Geld sparen und 
professionell löten!

Ersa i-CON NANO Lötset 
Jetzt für kurze Zeit zum  
absoluten Hammerpreis!

Stellfläche nur
145 x 80 mm

Energie- 
sparender 
Standby- 

Modus

Temperatur
stufenlos von 
150–450 °C

Drei 
Energie-

Level

Mit
ultraleichtem
i-TOOL PICO

 80 Watt
 Nennleistung, 

max. 
150 Watt

Parameter- 
Setup über  
Software & 

MicroSD

Intuitives 
2-Knopf- 

Bedienkonzept

13 % 
SPAREN!

Kleine Stellfläche,
große Performance!

i-CON NANO Video

i-CON NANO Kit 0IC1200AP1 beinhaltet:

Artikelnummer Beschreibung Menge

0IC1200A Lötstation Ersa i-CON NANO /230V 1
0TR01/SB Tip-Reactivator, bleifrei 1
0102PDLF07/SB Lötspitze-ERSADUR, bleifrei, 0.7mm 1
0102CDLF32/SB Lötspitze-ERSADUR, bleifrei, 3.2mm 1
0102ADLF20/SB Lötspitze-ERSADUR, bleifrei, 2.0mm 1
3ZT00165 Pinzette 1
4IFFLEXSOL903T INTERFLUX® Lötdraht 1


	Promotional period dates: 
	Retailers adress: 
	Aktionszeitraum: 
	Händleradresszeile: 


