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Features
•  Dielectric - Polypropylene 
•  Self-healing construction 
•  Flame Retardancy: UL94V0
•  Reference standard: IEC 61071
•  With thermosetting resin end fill

Dimensions : Millimetres
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Important Notice : This data sheet and its contents (the “Information”) belong to the members of the AVNET group of companies (the “Group”) or are licensed to it. No licence is granted for 
the use of it other than for information purposes in connection with the products to which it relates. No licence of any intellectual property rights is granted. The Information is subject to change 
without notice and replaces all data sheets previously supplied. The Information supplied is believed to be accurate but the Group assumes no responsibility for its accuracy or completeness, 
any error in or omission from it or for any use made of it. Users of this data sheet should check for themselves the Information and the suitability of the products for their purpose and not make 
any assumptions based on information included or omitted. Liability for loss or damage resulting from any reliance on the Information or use of it (including liability resulting from negligence or 
where the Group was aware of the possibility of such loss or damage arising) is excluded. This will not operate to limit or restrict the Group’s liability for death or personal injury resulting from its 
negligence. Multicomp Pro is the registered trademark of Premier Farnell Limited 2019.

Part Number Table

Description Part Number
IGBT Snubber Capacitors, 1µF, 10%, 630V AC, RL Terminals MP004122
IGBT Snubber Capacitors, 1µF, 10%, 630V AC, TL Terminals MP004123

IGBT Snubber Capacitors, 1µF, 10%, 630V AC, MTL Terminals MP004131

Nominal Capacitance at 1kHz & 25°C 1 Micro Farad
Capacitance Tolerance K ±10%
Rated Voltage DC @ 25°C 1500
Rated Voltage AC @ 25°C & 50Hz 630
Test Voltage between terminals for 10 Sec 3000 V DC
Tan D @ 1kHz & 25°C <0.0005
ESR @ 100 kHz (±30%) < 3 mΩ
Self-Inductance (ESL) 12 nH
IR at 25°C & at a test voltage of 500V DC applied for 60 secs. > 30.000MΩ
DV/DT 1300 V/µSec
I peak 1300 Amps
Irms at 100kHz & 70°C 26 Amps
Temperature Range -40°C to +105°C

Electrical Parameter

Case Code B ± 1 H ± 1 L ± 1 P1± 0.5 P2(-0/+0.5) Terminal Style

E2 35 42 45
26.5 11.5

RL
TL

27 13 MTL
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